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BRUSHLESS DC FANS

F3'IOR

W7 &= FEATURES

@ {XEZI= 13 dB (A)
o =xE (8 g)

@® Low noise, 13 dB (A)

@ Light weight (approx. 8 g)

BliE & STRUCTURE

@ JL—LEINRT
ABS/PBT 77O1

® % ()
BYEIZ 1A

@ Frame and impeller
ABS/PBT alloy

@ Bearing
1 sleeve bearing

| RoHS 5%

ik RoHS compliant

|

WEXR7x PART NUMBER DESIGNATION

21)— X% Series name

F310R

12 L

& Power supply

bc BHUSN[[SSF
A
VADE N viErnam g

#5717 Bearing

05:DC5V
12 1 DC12V

BUES 1E
1 sleeve bearing

A= Airflow

WEI{—E3R LIST OF PART NUMBERS

L : 0.09 m¥min
LL : 0.06 m%min

E R

BOEZIT 18
1 sleeve bearing

Power supply

EE Air flow 0.09 m*/min

EE Airflow 0.06

mé/min

DC5V

F310R-05LC

F310R-05LLC

DC12V

F310R-12LC

F310R-12LLC

MIENICEEL TS, LRI & THEREC /280,
Verify the above part numbers when placing orders.




F310R

BRUSHLESS DC FANS

WiE#{t4k STANDARD SPECIFICATIONS

I5H Item F310R-05LLC F310R-05LC F310R-12LLC F310R-12LC
EIREE
Rated?/oltage De5V DC12Vv
{EFEEEH
Voltage range 45~57V 10.2~13.8V
Riajt}egd%iﬁrent 0.06 A 0.09A 0.04 A 0.05A
EIE e g - - 4
Rotating speed 5500 min 7000 min 5500 min 7000 min
Eikrflc%v 0.06 m%min 0.09 m¥min 0.06 m%min 0.09 m¥min
éfatic%ressure 14 Pa 23 Pa 14 Pa 23 Pa
ﬁ%iseg 13 dB (A) 17 dB (A) 13 dB (A) 17 dB (A)
RiE °
liakate 210 - +60 °C (35 ~ 85 %RH)
RTFIRIE °
Storage environment —20 ~ +70 °C (35 ~ 85 %RH)
g =
Net weight Approx. 8 g
¥ _EERDEARIE. 25°C £2°C 35%~ 85%. EIREIEL. EBERE
IS TRELAKRETT,
= f COBE - REFRHFLUADEFRICOEEL TR, FIESHEEE
BE S5 FE B,
% The specifications above are typical values measured on the
AIR FLOW PERFORMANCE CURVES conditions of no-loading running with rated voltage in the
30 circumstances of 25 °C + 2 °C, 35~ 85 %RH. Please contact us if you
would liketo check the specifications in different circumstances.
25
g \\
2 9 F310R-05LC
2 -12LC
g 15—
5 10 I —
H F310R-05LLC
b -12LLC
5
00 0.01 002 003 004 005 006 007 008 009 01
BZ Airflow (m*min)

WA TER

10+0.5

OUTLINE DIMENSIONS

Air flow

>

Lead wire : UL1061 AWG28
Red : VOLTAGE

MERSETE

(Unit: mm)

Dimension of mounting hole for recommendation

Black : GND




