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i 8133 Multiple pliers
Gripping faces with -{}- (utting edges induction ——|- T —

file-cut for safe hardened (62 - 64 HRC) 0.5-2.5 mm?
holding

Squeezing of insulated flat plugs
1.0-2.5mm?

=y, |

Stripping of wire sizes
0.5/1.52.5mm?

MULTIPLE PLIERS with astting edge, serrated, straight pattem

¥ Multifunctional pliers for the mechanical and electronic fields

¥ Holding, cutting, insulation-stripping, crimping, squeezing

¥ Flat-round jaws, straight gripping faces, serrated

¥ Induction-hardened precision cutting edges, hardness 62 - 64 HRC

» For medium-hard wire, 1.6 mm

7 GEDORE special hardened and tempered steel, drop-forged, oil-hardened and annealed
¥ JC = chrome-plated, 2-component handle protectors

¥ TL = dlear varnished, with blue dipped non-slip handles

femme{ oy Code No.

180 0.180 6722110 8133-180JC
180 0.160 1997394 8133-180TL
200 0.200 2676079 8133-200 IC
200 0.180 2676087 8133-200TL

TELEPHONE PLIERS without cutting edge, serrated, straight pattem
¥ Acc.to DIN IS0 5745, straight pattern

¥ Fat-round tapered jaws, cross-hatched gripping surfaces and fine-tipped nose

¥ Also suitable as needle nose soldering pliers

r GEDORE spedial hardened and tempered steel, drop-forged, oil-hardened and annealed
¥ JC = chrome-plated, 2-component handle protectors

# TL = dear varnished, with blue dipped non-slip handles
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140 2 15.0 25 78 20 0708 6722460 8135-140TL

160 50 16.5 32 90 25 0.166 6722540 8135-1601C



