
Durability Dexterity

CE CATEGORY 2 EN 388:2016
3X43D

EN 511:2006
221

EN 407:2020
X1XXXX EN 21420:2020

SUITABLE FOR:
Building, Construction & Road | Logistics & retail 
| Machinary & equipments | Wood, pulp & paper 
| Utilities & services | Outdoor service work, cold 
environment

PROTECTION AGAINST:
Abrasions | Scratchers | Blisters | Lacerations | Cut 
injuries

PROTECTIVE FEATURES:
Full Hand Protection | Cut protection level D (ISO 
13997) | Cold contact protection (EN 511) | Cold 
wind protection (EN 511) | Cold water immersion 
protection (EN 511) | Contact heat protection level 
1 (100°C, EN 407)

ERGONOMIC FEATURES:
Regular fit | Warm lined | Wind proof | Water proof 
| Knitted Cuff | Touchscreen function | Good dry 
grip | Good wet grip | Good icy grip

QUALITY FEATURES:
REACH compliant | Oeko-Tex Confidence in tex-
tiles - 15.HCN.70502 HOHENSTEIN HTTI | Food 
contact approved - All kinds of food

COLORS:
Dark grey | Light green

OUTERSIDE RAW MATERIAL:
Latex | Palm dipped | Fully dipped

INNERSIDE RAW MATERIAL:
Polyester | Glass fibres | HPPE | Fully lined

GAUGE:
13

GUIDE 290W
COLD | WET

Winter lined, fully dipped with double-dipped palm in latex. A supple 
glove that retains its flexibility even in cold temperatures. Insulating 
acrylic lining. Cut protection level D. Approved for contact heat level 
1. Touchscreen. Food approved.

THERMAL PROTECTION

 � Cut protection level D 
 �Winter lined 
 � Contact heat level 1 

 � Touchscreen 
 �Waterproof 
 � Food approved 

 � Oeko-Tex certified 



GUIDEGLOVES.COM

ART.NO DESCRIPTION BUNDLE CARTON UNIT AVAILIBLE IN PAIR/PCS

223691213 GLOVE GUIDE 290W HP 7 6 72 Pair No

223691214 GLOVE GUIDE 290W HP 8 6 72 Pair No

223691215 GLOVE GUIDE 290W HP 9 6 72 Pair No

223691216 GLOVE GUIDE 290W HP 10 6 72 Pair No

223691217 GLOVE GUIDE 290W HP 11 6 72 Pair No

223691218 GLOVE GUIDE 290W HP 12 6 72 Pair No

GUIDE 290W
COLD | WET

THERMAL PROTECTION


