
Functions 
 
Champion motor 
Direct cooling 
Locking system 
Anti-rotation protective guard 

Specifications 
 
Rated power input  1.100 W   
No-load speed   11.500 rpm   
Power output   740 W   
Grinding spindle thread  M 14   
Disc diameter   125 mm   
Rubber sanding plate, diameter 125 mm   
Wire cup brush, diameter  75 mm   
Length   303 mm   
Height   102 mm   
Weight   2,2 kg  


