~ W oxiEY EDE STR501/LH/8 Sunlight Viewable Series
Sealed Top and Rear, Rear Mounting Sunlight Viewable and NVG Option

4 N\
[Key Characteristics
Resilient Adaptable
* |P68 sealed ¢ Customer specials on request
¢ -55°C to +100°C operating and storage temp ¢ Viewing angle options ,
Functional
* 8mm rear mounting
* 30° 60° or 100° viewing angle
* Removal from chassis possible without removing terminations
. J

[Specifications
COLOURS

Luminous Intensity

Std RAPP RAF White Red Yellow Green Blue Voltage

mcd mcd mcd Forward Reverse

Current (mA)

50 5 50 X X 1.9 5 20
w 50 5 50 X X v 2.1 5 20
= 50 5 50 X X X 2.2 5 20
40 4 40 X v 5,12,15,24,28 | 5,12,15,24,28 15
150 | 15 [ 120 [ x | x | x [ «x 19 5 20
800 125 750 X X v X X 2.1 5 20
fa':- 2500 1000 2000 v X X X 3.3 5 20
=B 600 | 40 | 450 | «x X X X 3.3 5 20
S 100 | 10 90 x B x | x | x [512152428512152428| 15
% 600 100 550 X X v X X 5,12,15,24,28 | 5,12,15,24,28 15
2000 750 1500 v X X X 5,12,15,24,28 | 5,12,15,24,28 15
450 30 350 X X X X 5,12,15,24,28 | 5,12,15,24,28 15
( \
1 H EMI Shielding
[Ordering Information
. SES - EMI Shielding (not Terminati
Blank - 60° (no.t on '\fVG option) available with anodised finish) BT;I:;H-GSI;;ISS
RAF - 30° Sunlight Viewable Focused FLXX - Flying Leads (XX length
RAPP - 100° Sunlight Viewable Pin Point l in cm)
Finish * Colours *
Blank - Anodised Voltage RD - Red NIGHT VISION
C - Chromate Blank - <5VDC (currentdriven) GN - Green NVG30 - Standard Red
NB - Black Nickel 5-5VDC YW - Yellow NVG10 - Standard Green
12 - 12VDC ALGaAsRD - High Intensity Red NVG20 - Standard Yellow
15 - 15VDC H/GN - High Intensity Green H/NVG30 - High Intensity Red
24 - 24VDC H/YW - High Intensity Yellow H/NVG10 - High Intensity Green
28 - 28VDC H/BE - High Intensity Blue H/NVG20 - High Intensity Yellow
Example: STRE01/LH/8/28/GN - 60° Viewing Angle, 28 volts, Spills, Green ~ F/WE - High Intensity White
\Example: STR501/LH/8/RAPP/NVG30 - 100° Viewing Angle, Sunlight Viewable, Spills, Night Vision Compatible Red y

Telephone: +44 (0)1229 483226 ® sales@oxleygroup.com HIGH PERFORMANCE PANEL LAMPS
www.oxleygroup.com



STR501/LH/8 Sunlight Viewable Series OXLEY EDE

8.00 MAX $14.00 MAX

$4.50 150+0.1

| i
P ]

M8 X 0.75 THREAD

$8.00+0.1

254 (RS

MOUNTING HOLE

DML'

. CURRENT DRIVEN, SPILL TERMINATIONS| 850
| BOOHAX | DML MAX_ | 230MN CURRENT DRIVEN. TLYING LEADS 810
VOLTAGE DRIVEN, SPILL TERMINATIONS| 8.50
VOLTAGE DRIVEN, FLYING LEADS 18.10
\ ALL DIMENSIONS IN MM )
[Technical Information
Terminations Flying Leads, Spec 44 Wire/Spills, Iron Alloy Silver Plated
Body & Nut Aluminium, Matt Black Anodised, Optional Chromate or Black Nickel Finish
Lockwasher Corrosion Resistant Steel
Rear Potting Black Stycast Compound
Chassis Thickness 1.7mm max
Recommended Mounting Torque INm
Mean Time Before Failure 90,000 hours
( )
[Termination Options
Flying Leads Spills
. J
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