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Datasheet

Art.No. 07.201.7327.6

Jumper bar VB WRT 185/3
\
Approvals
Technical data
General
Colour Siver
Type Cross connector
Number of bridged clamps 3
Mounting methed Screwable
Insulated No
Rated voitage 1000 V
Explosion-tested version "Ex e* No
Contact safe No
Accessories
Type Cross connector
Rated cument a53 A
Rated voitage 1000 V
Mounting method Screwable
Insulated No
Contact safe No
Colour Silver
Number of bridged clamps 3
Explosion-tested version "Ex e” No
Classification
ETIM 6.0 - EC000489
ETIM 5.0 EC000489: Cross-connector
ETIM 4.0 EC000489: Cross-connector
ETIM 3.0 EC000489: Cross-connector
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| Tei lenummer Typ fiir L |B|H|  d |a b c
part number type for
07.201.1327.6 VB WRT 35/3/WRT 35|69 /15|37 o | 36,50 61,3
07.201.3327.6 VB WRT 70/3 WRT 70|89 /203 9 12,5 44,5 76,5
07.201.5327.6 VB WRT 120/3|WRT 120 119 /30 |4 11 17,5 59,5 101,5
07.201.7327.6 VB WRT 185/3|WRT 185 150 | 40 | & 13,5 20,0 75,0 130,0
07. 20] 9327 6 VB WRT 300/3 WRT 300 1150 | 40 |S 17,520,0 75,0 /130,0
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