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BETA 5945VUM

Assortment of 199 tools for universal use in
EVA foam trays

Features
Assortment with high-quality and durable tools, ideal for universal use.

COMPLETE ASSORTMENT
This tool assortment contains as many as 199 tools that are indispensable for meeting everyday challenges.

EFFECTIVE PROTECTION
All tools are supplied in practical EVA foam trays, which protect them from shocks and make them easier to grip.
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Dimensions
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21 combination wrenches 6-7-8-9-10-11-12-13-14-15-16-17-18-19-20-21-22-24-27-30-32 mm

96BPC/SCO9: n. 9 ball head offset hexagon key wrenches [1 1,5-2-2,5-3-4-5-6-8-10 mm
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895/3: n.
895/6: n.
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900BG/31:

900/42: n.
900/55:
910A:
910/15:
910/16:
910/21:
910/22:
910/25:
910/42:
910/55:
920A:
920/15:
920/25:
920AN:
920AN:
920/42:
920/55:
956E:
1201E:
1201EN:
1202E: n.
1202EN:
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1098: n.
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1 socket holderl 1/4-E 1/4
1 socket holderl 1/4 -E 3/8
1 socket holderl 5/16 -E 1/2

. 13 1/4" hexagon sockets [l 4-4,5-5-5,5-6-7-8-9-10-11-12-13-14 mm

. 9 hexagon hand sockets, long series [ 5-6-7-8-9-10-11-12-13 mm

. 5 1/4" socket drivers for hexagon screws [l 3-4-5-6-7 mm

.4 1/4" socket drivers for slotted head screws [ 0,8x4-1x5,5x1,2x6,5-1,2x8 mm
.4 1/4" socket drivers for cross head Phillips® screws I PH1-PH2-PH3-PH4

. 7 socket drivers for Torx® head screws [ T10-T15-T20-T25-T27-T30-T40

. 1 adaptor, 1/4” female and 3/8" male drives E 1/4 - B 3/8

.1 1/4" drive extension bar 50 mm

n. 1 1/4" drive extension bar 100 mm
1 1/4" drive extension bar 150 mm
1 1/4" drive universal joint

n. 1 1/4" male square drive 176 mm
1 1/4" drive swivel T-handle 115 mm
1 1/4" reversible ratchet0 125 mm

. 17 3/8" hexagon hand sockets [ 6-7-8-9-10-11-12-13-14-15-16-17-18-19-20-21-22 mm

-

adaptor, 3/8" female and 1/4" male drivers E 3/8 - B 1/4
adaptor, 1/2" female and 3/8" male drives E 3/8 - B 1/2
3/8" extension bar 125 mm

3/8" extension bar 250

3/8" drive universal joint

3/8" drive sliding T - handle 210 mm

3/8" reversible ratchetl 200 mm
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.21 1/2" square drive hexagon sockets  8-10-11-12-13-14-15-16-17-18-19-20-21-22-23-24-26-27-28-30-32 mm

1 adaptor, 1/2" female and 3/8" male drives E 1/2 - B 3/8

1 1/2" drive universal joint

1 1/2" wobble extension bar 125 mm

1 1/2" wobble extension bar 250 mm

1 1/2" drive sliding T-handle 305 mm

1 1/2" reversible ratchetl 275 mm

3 3/8" square drive spark plug sockets 1 16 mm (5/8")-17,8 (11/16")-20,8 (13/16")

6 screwdriver for slotted head screws [ 04x2,5x50-0,5x3x75-0,8x4x100-1,0x5,5x125-1,2x6,5x150-1,2x8x200 mm
n. 1 screwdriver for slotted head screws, extra-short series 1 0,8x4x30 mm

4 screwdriver for cross head Phillips® screws I PHOx60-PH1x80PH2x100PH3x150 mm
n. 1 screwdriver for cross head Phillips® screws, extra-short series 1 PH1x30 mm

Nn. 12 screwdrivers for Torx® head screws, with handles 1 TO6-TO7-T0O8-T09-T10-T15-T20-T25-T27-T30-T40-T45

mains testing screwdriver [ 0,5x3,5x100 mm

circlip pliers straight, internal 1 180 mm

circlip pliers bent, internal 0 1770 mm

circlip pliers straight, externall 175 mm

circlip pliers bent, externalll 175 mm

slip joint pliers, slip-proof PVC coated handles 250 mm

self - locking pliers 240 mm

self - locking pliers 240 mm
n. 1 Diagonal cutting nippers 0 160 mm

construction worker's pincers 220 mm
n. 1 electrician's scissors, straight blades 145 mm
n. 1 combination pliers bright chrome-plated, bi-material handles 1 180 mm
n. 1 Extra-long needle nose pliers 1 160 mm

3 drift punches @ 2-3-4 mm

6 pin punches @ 2-3-4-5-6-8 mm

1 centre punch @4 mm

1 flatr ~Ahhicala [~¥aY
I flat chisels 150 mm

2 flat chisels, ribbed type 2d3can e QR Code to access the web tab
- 1 cape chisels, standard tymslZS4Nedia and documentation in one click.
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