
 
 UNIVERSAL GOGGLE
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V E R S I O N S

T E C H N O L O G I E S

 B O L L É  S A F E T Y   I N D U S T R I A L

  O P T I M A L  F I T  T H A N K S  T O  I T S  W A V E 
T E C H N O L O G Y  

  P C / T P R  C O - I N J E C T E D  F R A M E  W I T H 
O V E R F L O W  C H U T E  

  E F F O R T L E S S  P I V O T I N G  A N S I  
R A T E D  F A C E G U A R D  

  I M P R O V E D  R E C Y C L A B I L I T Y  

AdAptAble And 
InnovAtIve
The Universal Goggle provides optimum protection & comfort in all circumstances thanks to 

its ergonomic design. This innovative goggle with its exclusive Platinum coating is available 

in several versions, each adapted to a specific work environment to offer more peace of mind 

& efficiency for the worker.  Equipped with ‘Wave’ technology, the Universal Goggle adapts 

perfectly to each user’s morphology, eliminating gaps without increasing pressure points, thus 

guaranteeing superior protection without compromising the user’s comfort.  To improve the 

environmental impact of the product, it has been specifically designed to be easier to recycle: 

it can be quickly disassembled to separate the materials from each other.

 3.85 oz

NON-CONTRACTUAL PICTURES 
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b o l l e - s a f e t y . c o m

M A D E  I N :  TW D A T A S H E E T :  06-21-2024

POLYCARBONATE - 2.5 MM

5 - SLIGHTLY CURVED

SBR (ON SOME VERSIONS)

POLYESTER /  SPANDE X - 250MM

GOGGLE FACEGUARD - UNIVGN00WPC/TPR

L E N S F O A M

C U R V E S T R A P

O P T I O N A LF R A M E

G E N E R A L  S P E C I F I C A T I O N S

C L E A N I N G :  The lenses should be cleaned regularly. Bollé Safety recommends only 
using the B-clean lens cleaning system.

M A I N T E N A N C E :  Pitted, scratched or damaged lenses must be replaced by replacing 
the complete product. If the frame is damaged also replace the complete product. After each 
use it is recommended to keep the glasses or goggles in a microfiber pouch or rigid case.

S T O R A G E :  All products must be stored in a dry and clean environment.

 C L E A N I N G  &  S T O R A G E

 B O L L É  S A F E T Y   I N D U S T R I A L

K N O W  M O R E 
A B O U T 

M A R K I N G S :

O R  S C A N :

DESCRIPTIONREFERENCE SINGLE INNER BOX OUTER PACK
O P T I O N A L  A C C E S S O R I E S

U N I V E R S A L  G O G G L E P A C K A G I N G  &  C O D E

SINGLE:
Size: 14.173 x 7.087 x 2.756 in.

INNER BOX: 
Size: 1.115x0.591x0.361 ft. 

Weight: 1.587 lb.

OUTER PACK:
Size: 1.903 x 1.247 x 0.984 ft. 

Weight: 16.314 lb.
USE VERSION REFERENCE LENS MARKING FRAME MARKING COATING STANDARD

 CLEAR VENTED  UNIVGN10W   Z87+ U6 X  Z87+ D3 D4 ANSI Z87.1-2020 UPC: 840276704963
EAN: 3660740018771

UPC: 840276704970 
EAN: 3660740118778

UPC: 840276704987
EAN: 3660740218775

 CLEAR SEALED  UNIVGN11W   Z87+ U6 X  Z87+ D3 D4 D5 ANSI Z87.1-2020 UPC: 840276704994
EAN: 3660740018788

UPC: 840276705007 
EAN: 3660740118785

UPC: 840276705014
EAN: 3660740218782

 CLEAR SEALED NEO  UNIVGN13W   Z87+ U6 X  Z87+ D3 D4 D5 ANSI Z87.1-2020 UPC: 840276705052
EAN: 3660740018801

UPC: 840276705069 
EAN: 3660740118808

UPC: 840276705076
EAN: 3660740218805

 CLEAR VENTED FOAM  UNIVGN14W   Z87+ U6 X  Z87+ D3 D4 ANSI Z87.1-2020 UPC: 840276705144
EAN: 3660740018832

UPC: 840276705151 
EAN: 3660740118839

UPC: 840276705168
EAN: 3660740218836

 CLEAR SEALED FOAM  UNIVGN15W   Z87+ U6 X  Z87+ D3 D4 D5 ANSI Z87.1-2020 UPC: 840276705175
EAN: 3660740018849

UPC: 840276705182 
EAN: 3660740118846

UPC: 840276705199
EAN: 3660740218843

 SMOKE VENTED FOAM  UNIVGN20W   Z87+ U6L3 X  Z87+ D3 D4 ANSI Z87.1-2020 UPC: 840276705205
EAN: 3660740018856

UPC: 840276705212 
EAN: 3660740118853

UPC: 840276705229
EAN: 3660740218850

 SMOKE SEALED FOAM  UNIVGN21W   Z87+ U6L3 X  Z87+ D3 D4 D5 ANSI Z87.1-2020 UPC: 840276705236
EAN: 3660740018863

UPC: 840276705243 
EAN: 3660740118860

UPC: 840276705250
EAN: 3660740218867

 COPPER VENTED FOAM  UNIVGN30W   Z87+ U6L1.5 X  Z87+ D3 D4 ANSI Z87.1-2020 UPC: 840276705267
EAN: 3660740018870

UPC: 840276705274 
EAN: 3660740118877

UPC: 840276705281
EAN: 3660740218874

 WELDING 5 VENTED  UNIVGN80W   Z87+ W5 X  Z87+ D3 D4 ANSI Z87.1-2020 UPC: 840276705083
EAN: 3660740018818

UPC: 840276705090 
EAN: 3660740118815

UPC: 840276705106
EAN: 3660740218812

CUSTOM CODE: 9004901000 PROP65: WARNING: CANCER AND/OR REPRODUCTIVE HARM – WWW.P65WARNINGS.CA.GOV 

ANSI RATED VISORUNIVGN00W UPC: 840276705113
EAN: 3660740018825

UPC: 840276705120
EAN: 3660740118822

UPC: 840276705137
EAN: 3660740218829

https://flowcode.com/p/cYzxrEb4A
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