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NOTES:
1-FOR ILLUSTRATION PURPOSE THE FEMALE HOUSING SHOWN 5
THE RIGHT WRE OUTPUT VERSION CODING 1
2-APPPLICATION SPECIFICATION: AS-64319-001
3-WRES EXTERNAL DIAMETER USED:
FOR (P06 TERMNAL: USE WIRES WITH AN EXTERNAL DIAMETER BETWEEN #1254 MN AND 190N MAX
FOR CPL5 TERMNAL: USE WIRES WITH AN EXTERNAL DIAMETER BETWEEN $140MM MN AND $280M MAX
4-THE CONNECTOR FITS WITH WRE CAP (48 WAY) MOLEX P/N 064320801
5-BLIND PLUG FOR 06 AND 15 CAVITES (NOLEX P/N 0643251010 AND 06432540231
MUST BE USED ON THS PART,
6- DELIVERED PRODUCT WEIGHT: 338 g
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CONNECTOR OVERALL DIMENSIONS: CONNECTOR OVERALL DIMENSIONS:
SECONDARY LOCKING FULLY OPENED SECONDARY LOCKING IN DELIVERY CODING POSITION
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T COLOR CODING A B c D E
BLACK 1 B3| 64 | 86 | 64 | 22
GREY 2 08 | 86 3 | 86 | 22
BROWN 3 86 | 108 | 13 3 22
GREEN 4 08| B 64 | 64 | 22
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m] 12.35 Max.
TERMINALS USED
CAVITYN* FEMALE TERMINALS (Section mm2) PLATING MOLEX PIN® ‘min / MAX WIRE INSULATION DIAMETER (mm)
@ 0s Tinplated | 0643221019
_ | @125 min / @140 Max
035mn2 Gold plated | 0643221229
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