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NOTES: UNLESS OTHERWISE SPECIFIED

1. BODIES:BRASS PER JIS—C3604

2. CENTER CONTACT: BERYLLIUM COPPER PER ASTM B196 UNS C17300

3. INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710

4. CONNECTOR INTERFACE PER MIL-STD-348A

5. PART TO BE CLEAN AND FREE OF BURRS APPROVED by DATE

7 | INSULATION TEFLON 1 |NONE

6 |BODY II BRASS 1 | NICKEL 1004 MIN. DESCRIPTION | SMA STRAIGHT PLUG

5 | CENTER CONTACT | BERYLLIUM COPPER| 1 |GOLD #| DRAWN [TOLERANCE | &u%& 19-34-2 B[ DATE Jpz] REV.
4 | WASHER BRASS 1 |[NONE Elvis [ +02 |LTITLE (500 [ 110195 [ik| A-1
3 |BODY I BRASS 1 NICKEL 100w MIN. = CHECK XX 101 ":: UN‘IT DWG.NO. 19-01272

2 | GASKET SILICONE 1 |RED Lew1is BE [ mmdnd

1 |SHELL BRASS 1 | NICKEL 1004 MIN. =3 [APPROV__| XXX [*0.05[ " ISCATE
NO| DESCRIPTION |MATERIAL Q' TY FINISH E| Lewis |ANGLE[x5" |#l| 41

1/4"-36UNS
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