MODEL NAME: Rev.
P3007/

Touch Side View

CONNECTOR PINOUT:

PIN 1:
PIN 2—6: Blank

PIN 7—31: Sense X1—-X25
PIN 32—50: Sense Y1-Y19
PIN 51-60: Blank

Contact Side
(Trace Down)
—

Rear side ITO for EMI Shielding
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NOTES:

INPUT MODE : PROJECTED CAPACITIVE
OVERALL THICKNESS : 1.75£0.20mm
COVER GLASS THICKNESS : 1.10mm
FRONT SURFACE : CLEAR TYPE

TAIL TYPE @ GOLD PLATED FPC | ZIF
OTHER SPEC : SEE APPROVAL SHEET
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184.20 (Touch Sensor) 0.50
172.08 (Viewing Area) ~—6.66
171.48 (Active Area) -—6.96
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