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SMA IP67 B/H JACK TO U.FL-LP-088 HF FOR
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檢驗重點:

2.剝線尺寸如圖所示
3.▲為重要量測尺寸

1.裁線尺寸:309.0mm

4.外觀不可損傷,電鍍不可脫落

U.FL-LP-088 鍍金CONTACT For ∅1.37mm Cable焊接式

U.FL-LP-088 Halogen Free鍍銀Shell(無鹵)白膠芯 For ∅1.37mm Cable

5.NUT.WASHER　需鎖上

2.00±0.2(芯線)

1.30±0.2(絕緣)

2.00±0.2(編織)

VSWR INSERTION LOSS
0~3.0 GHz

1.4: 1 Max -1.3 dB Max
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