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Berker Business Solutions

171445822505
HDMI SOCKET OUTLET 1920x1080px ANTHRACITE MATT, CONTINUOUS, INTEGRO

HDMI-socket outlet

Resolution: max 1920 x 1080 px

Transmission rate: max 8,16 GBit/s

Video bandwidth: max 165MHz

Frequency range (vertical): 50-85Hz

With HDMI™ double jack type A, supports HDMI technology (V 1.3 with Deep Color)
Contacts: 19 pole, gold plated

Size: 55.5 mm x 55.5 mm

Product Properties:

Colour Anthracite

Type of product Uttag

Variant HDMI

Dimensions:

Unit pcs

MOQ 10 .
Approvals:

Compliance:

RoHS RoHS 3 (2015/863)

Reach No SVHC (209 Subs. Jan 2020)

Other information:

Trademark Berker

ETIM-Class EC003164 - A/V-Connector



ETIM-Release
Product Group
Search Description

Alternative SKU

Loqistic information:

Barcode
Country of origin
Item status

Stock code

Taric code

Unit

MOQ

8.0
A/V Connectors
945822505

171445822505

401133440399

DE

Non Stock Item, can be on stock but is not a regular stock item.
171445822505

85366990

pcs

10.



