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REV. ECN NO. DATE SIGN DESCRIPTION
Initial Release| 2015-07-25 Feng_Li Change Rev.0l To Rev.A
LENTT5012 2017-04-06 Lingpeng |Change The Cable OD
2019-01-21 Ruru Modify The Waterproof Rating
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Color:Black
15.3 MIZ2#1.0 Notes:
¥ @O Important Dimension
/\* Waterproof Rate: P68, IP69K
¥ Connector: PU+GF, Black
¥ Male Pin: Copper Alloy, Gold Plated.
¥ Screw Nut: Zinc Alloy, Nickel Plated.
¥ Quter Mold: PU, Black.
¥ Cable: (A) ULZ25IT, PVC Jacket, Yellow.
(B) UL20549, PUR Jacket, Black.
(D) UL251T, PVC Jacket, Black.
¥ Rated Voltage: 60V dc. or ac.
¥ Rated Current: 4A .
¥ Operating Temperature: -25~85C
¥ Cable Length Tolerance: 0IM: £40mm
02M~05M: £60mm
06M~10M: £100mm
[ IM~30M: 4+=200mm
3IM~99M: £500mm
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05: 5Pin
PVC UL251T Cable,Black(PVCERIT)
o PUR UL20549 Cable, Yel low(PURZ&IMMT)
© Coble Without S/R(&isERE) — o PVC UL251T Cable,Black(PVCRRIM)
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Pin Assignments Brown
Front View Conn. Wire Color
Pin Out
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