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FOR FURTHER TECHNICAL
DETAILS ON THIS
PRODUCT REQUEST
CATALOGUE REFERENCE
E802
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Castle Hill NSW.............Tel: (02) 680 3222.....Fax: (02) 894 5719

O R D E R  L I N E S

Tel: 01-501822  Fax: 01-502710

O R D E R  L I N E S
S E E  I N S I D E  F R O N T  C O V E R  F O R
DETAILS OF YOUR LOCAL SALES OFFICEV

VA C U U M SW I T C H SE R I E S ZSE1
So l i d  s t a t e
Qu i c k  re spon se  –  10  ms
Compac t  s i z e
Sem i conduc to r  t ype  p re s su re  s en s o r
NPN  and  PNP  v e r s i on s

T E C H N I C A L

SPECIFICATIONS

D I M E N S I O N S

V A C U U M S W I T C H S E R I E S Z S E 1

15L …So l i d  s t a t e  ( NPN )
55L …So l i d  s t a t e  ( PNP )

S W I T C H T Y P E

ZSE1 L

00 …ZM E j e c to r  moun t i ng
0 1 … 1⁄ 8

C O N N E C T I O N

ACCESSORIES

V A C U U M S W I T C H S E R I E S Z S
I n t e r f a ce  p l a t e  f o r  ZM E j e c to r
P31806 -01 ………………………(b l ank )
P31806 -02 ………………………(use  w i th  sw i t ch )

H O W T O

O R D E R

V A C U U M S W I T C H S E R I E S Z S E 1

Fluid Air

Setting pressure range 0~760mmHg

Hysteresis Adjustable 1~10% of range

Accuracy
±3% F.S. (5~40°C)
±5% F.S. (0~60°C)

Supply voltage 12~24VDC (Ripple ±10% or less)

Output Open collector (NPN/PNP) 30V Max. 80mA

Indicator light Lighting under ON condition

Power consumption 17mA 24VDC (under ON condition)

Max. pressure 2 Bar

Temperature range 0 ~ 60°C

Trimmer adjustment 200º

C I R C U I T

Z S E 1

Z S E 1 - • • - 5 5

Sw i t ch  Type  15L

Sw i t ch  Type  55L

S T O C K E D P R O D U C T S
FOR A LIST OF STOCKED PRODUCTS,
PLEASE SEE THE CURRENT SMC PRICE LIST

S T O C K E D P R O D U C T S
FOR A LIST OF STOCKED PRODUCTS,
PLEASE SEE THE CURRENT SMC PRICE LIST

Q
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FOR FURTHER TECHNICAL
DETAILS ON THIS
PRODUCT REQUEST
CATALOGUE REFERENCE
E802

VA C U U M

VA C U U M SW I T C H SE R I E S ZS
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VA C U U M SW I T C H
SE R I E S ZSM1 DI A P H R A G M TY P E

100  ms  re s pons e  t ime
Compac t  s i z e

T E C H N I C A L

SPECIFICATIONS

D I M E N S I O N S

V A C U U M S W I T C H S E R I E S Z S M 1  ( T H R E A D E D T Y P E )

Z M  VA C U U M E J E C T O R T Y P E

15L …So l i d  s t a t e  ( NPN )
21L …Con ta c t  re ed

S W I T C H T Y P E

ZSM1

0 …… ZM E j e c to r  moun t i ng
1 …… 1⁄ 8

C O N N E C T I O N

H O W T O

O R D E R

V A C U U M S W I T C H S E R I E S Z S M 1

ACCESSORIES

V A C U U M S W I T C H S E R I E S Z S E 1
I n t e r f a ce  p l a t e  f o r  ZM E j e c to r
P31806 -01 ……………………… (b l ank )
P31806 -02 ……………………… (use  w i th  sw i t ch )
CD-P11 ………………………… Contac t  p ro t e c t i on  box

C I R C U I T

Z S M 1 - 1 1 5

Z S M 1 - 1 2 1

ACCESSORIES

CONTACT PROTECTION BOX

D iaph ragm t ype  sw i t che s  have  no  bu i l t - i n  con ta c t
p ro t e c t i on  c i r cu i t .  U se  t h i s  box  f o r  i nduc t i on  l oad ,
5m o r  mo re  l e ad  w i re  l eng th  and  100V  AC .

CONTACT PROTECTION BOX/INTERNAL CIRCUIT

Model ZSM1-115 ZSM1-121

Electrical switch
type

Solid state
NPN

Contact 
(reed switch)

Fluid

Adustment screw

Air, Inert gases

Max. pressure

Range = 18 turns

0.5MPa

Setting pressure
range

- 200 ~ - 600mmHg

Max. hysteresis 110mmHg 150mmHg

Temperature range 5 ~ 60°C

Supply voltage 10 ~ 26VDC 100VAC

Indicator light
Lighting under ON condition

(LED)

Wire 3wire 2wire

Port size 1⁄8 (Male)

S T O C K E D P R O D U C T S
FOR A LIST OF STOCKED PRODUCTS,
PLEASE SEE THE CURRENT SMC PRICE LIST

S T O C K E D P R O D U C T S
FOR A LIST OF STOCKED PRODUCTS,
PLEASE SEE THE CURRENT SMC PRICE LIST

Q


