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ENGLISH

Datasheet
Stock No: 491-982

RS Pro 5 Core Black 3185Y Mains
Power Cable

Permanoid P/N: 3185Y 1.5mm?

Description: 30/0.25mm PCW x 0.7mm 5 core PVC insulated and
sheathed, BASEC approved.

Conductors: 30/0.25mm plain annealed copper.

Insulation: PVC, 0.7mm nominal thickness to 3.00mm nominal
diameter.

Core colours: 1) Blue 2) Brown 3) Black 4) Grey 5) Green/Yellow.

Construction: Cores 1 to 5 twisted together around a PVC rod.

Sheath: FVC, 1.3mm nominal thickness to 10.7mm nominal
diameter.

Marking: Sheath embossed Permanoid BASEC <HAR> HOSVV-F

Voltage rating: 300/500 vV

Standard: BS 6500 2000 Table 27.

Conductor

Resistance: 13.3 O/Km Max @ 20°C.




