
ENGLISH

Datasheet
Galvanised Clout Nail 
500g 

Please view our full range listing below
RS Stock No             Size L x D (mm)     Approx Pack Count
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Galvanised heavy duty for external use. 
Has a larger head than a standard nail.
Also known as felt nail. Often used for roofing.

1701636 25 x 2.65  407 
1701637 30 x 2.65  330  
1701638 40 x 2.65 285  
1701639 40 x 3.35 175  
1701640 50 x 2.65 215  
1701641 50 x 3.35 145  
1701642 65 x 3.75  90  
1701643                        75 x 3.75                                75
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