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RS PRO Type T Thermocouple 

100mm Length, 1.6mm 
Diameter → +250°C             

RS Stock No.: 219-4674   

 

 

 

 

 

 

 

 

 

 

 

 

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

 Type T Temperature 
range of -75°C to 
+250°C 

 

 Fast responding for 
quick readings 

 

 Ideal for use with 
semi-solid materials 
(food, plastics, 
rubber etc.) 

 

 Grounded hot 
junction which is 
more robust than an 
exposed junction. 

 

 

 

 

FEATURES 
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This range of type T probes offers a fantastic solution in providing an economical means of measuring 
temperature. The body of this thermocouple is brazed to the probe and the 1.5m P.T.F.E. 
(Polytetrafluoroethylene) insulated cable passes through a waterproof entry. Out of the variety of 
thermocouple types that are available, this is a Type T which has a temperature range between −200 
to +350°C and is noted for being especially stable. 
 
 

 

 

 

Thermocouple Type                   Type T 

Temperature Measurement Range -200°C to 350°C  

Construction 

The body of this thermocouple is brazed to the probe 
and the 1.5m P.T.F.E. (Polytetrafluoroethylene) 
insulated cable passes through a waterproof entry. 
Manufactured to be extremely robust with its thick wire 
and with its rigid 316 stainless steel needle probe with 
chisel pointed tip 

Measuring Junction Grounded 

Application 

Medical - research into DNA and hypodermic insertion to 
detecting a tumour. Vehicle diagnostics - used to monitor 
and adjust factors such as battery health, exhaust readings, 
spark plug function and brake performance. Temperature 
readings in boilers, heating sensors, and ovens, Food 
thermometers, industrial probes, and sensors 

 

 

 

Probe Diameter 1.6mm 
Probe Length 100mm 
Probe Body Material Stainless Steel,  
Insulation / Sheath Material  316SS     
Termination Type Cable  
Cable Insulation PTFE insulated 

     

 

 

Standards Met      IEC  
 

 

Product Description 

Mechanical Specifications 

General Specifications 

Approvals 
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