
GRP Ex BOÎTIER



Ex marquage
composant Équipement
II 2G Ex eb IIC Gb II 1GD / II2GD
II 2D Ex tb IIIC Db IP66 Ex eb IIC T6…T4 Gb
SIRA 18 ATEX 3261U Ex eb ia IIC T6…T4 Gb
IECEx SIR 18.0070U Ex tb IIIC T85oC, T100oC, T135oC Db

Ex ia IIC T6…T4 Ga
Ex ia IIIC T85oC, T100oC, T135oC Da
SIRA 19 ATEX 3015X
IECEx SIR 19.0020X

Matière POLYESTER RENFORCÉ EN FIBRE

Coloris RAL 9011 (Noir)

Indice de protection
IP 66 conformément à IEC 60529 

Joint Joint en Silicone
Vis du couvercle Acier inoxydable 1.4301 (A2), Imperdables (M4/M6)

couple de serrage 3 Nm à 4 Nm

résistance aux chocs énergie d'impact de 7 Joules
Résistance de surface < 109 Ω
Inflammabilité V0 / auto extinguible, selon UL 94
Température ambiante -60 oC to +110 oC (Joint en silicone)

Données techniques


Al

		TECHINCAL SPECIFICATION

		Material		AlSi12, as per DIN EN 1706

		Colour		RAL 7001, 7031, 7032, 7035, 7038, Black RAL 9004
Other colour on request

		Protection		IP 66 as per IEC 60529
IP67, IP68 and IP69K is available on request

		Gasket		Neoprene Gasket
Silicone, Viton and EMC on request

		Lid Screw		Stainless Steel 1.4301 (A2), Captive Mechanism (M4/M6)

		Tightening Torque		2 Nm to 3 Nm

		Impact Strength		Impact Energy of 10 Joules - IK 09 as per EN 60068-2-75

		Service Temperature		-40 oC to +100 oC (with Neoprene Gasket)
-50 oC to +135 oC (with Silicone Gasket)

		Surface		Painted / Non - Painted (Pretreated)





GRP

		Données techniques

		Matière		POLYESTER RENFORCÉ EN FIBRE

		Coloris		RAL 9011 (Noir)

		Indice de protection		IP 66 conformément à IEC 60529
IP67 et IP68 sur demande

		Joint		Joint en Silicone

		Vis du couvercle		Acier inoxydable 1.4301 (A2), Imperdables (M4/M6)

		couple de serrage		3 Nm à 4 Nm

		résistance aux chocs		énergie d'impact de 7 Joules

		Résistance de surface		< 109 Ω

		Inflammabilité		V0 / auto extinguible, selon UL 94

		Température ambiante		-60 oC to +110 oC (Joint en silicone)
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TECHNICAL SPECIFIC

|

Material

AlSi 12, as per DIN EN 1706

Colour RAL 7001, 7031, 7032, 7035, 7038, Black RAL 9004
Protection 1P66 as per IEC 60529

Gasket Neoprene Gasket

Lid Serew Stainless Steel 1.4301 (A2), captive - M4
Tightening Torque 2to3Nm

Impact Strength Impact Energy 10 Joules - IK 09 EN 60068-2-75
Service Temprature -40°C to +100°C

Surface Painted / Non - Painted

Components Fastening threads M4 in the enclosure bottom

Process Control System

1S0 9001 - 2015, IEC 80079 - 34 - 2011








Liste des tailles – GRP Ex

RS PRO 
Réf

Longue
ur 

largeu
r (mm)

Haute
ur 

DIN 
Rail

Plaque 
de

Vis de
couver

Vis de
couverc

Support 
de

Charnièr
e 

TS 15 TS 35
1444450 80 75 55 O - O O O O O
1444451 110 75 55 O - O O O O O
1444452 122 120 90 - O O O O O O
1901865 80 75 75 O - O O O O O
1444453 160 75 55 O - O O O O O
1444454 160 75 75 O - O O O O O
1444455 160 160 90 - O O O O O O
1901866 110 75 75 O - O O O O O
1444456 190 75 55 O - O O O O O
1901867 190 75 75 O - O O O O O
1444457 220 120 90 - O O O O O O
1444458 255 250 120 - O O O O O O
1444459 260 160 90 - O O O O O O
1444460 360 160 90 - O O O O O O
1444461 400 250 120 - O O O O O O
1444462 400 405 120 - O O O O O O
1901868 255 250 160 - O O O O O O
1901869 400 250 160 - O O O O O O
1901870 400 405 201 - O O O O O O
1901871 600 250 121 - O O O O O O
1901872 600 250 161 - O O O O O O


GRP BLACK

				RS PRO Article		Length (mm)		Width (mm)		Height (mm)		DIN Rail				Mounting Plate		Allen Lid Screw		Sealable Lid Screw		External Mounting Bracket		External Hinge

												TS 15		TS 35

		GRJ01		9188724		80		75		55		Y				Y		Y		Y		Y		Y

		GRJ02		9188749		110		75		55		Y				Y		Y		Y		Y		Y

		GRJ03		9188758		122		120		90				Y		Y		Y		Y		Y		Y

		GR J04		1901854		80		75		75		Y				Y		Y		Y		Y		Y

		GRJ05		9188768		160		75		55		Y				Y		Y		Y		Y		Y

		GRJ06		9188783		160		75		75		Y				Y		Y		Y		Y		Y

		GRJ07		9188792		160		160		90				Y		Y		Y		Y		Y		Y

		GRJ08		1901852		110		75		75		Y				Y		Y		Y		Y		Y

		GRJ09		9188803		190		75		55		Y				Y		Y		Y		Y		Y

		GRJlO		1904279		190		75		75		Y				Y		Y		Y		Y		Y

		GRJ11		9188828		220		120		90				Y		Y		Y		Y		Y		Y

		GRJ12		9188837		255		250		120				Y		Y		Y		Y		Y		Y

		GRJ13		9188847		260		160		90				Y		Y		Y		Y		Y		Y

		GRJ14		9188862		360		160		90				Y		Y		Y		Y		Y		Y

		GRJ15		9188871		400		250		120				Y		Y		Y		Y		Y		Y

		GRJ16				400		405		120				Y		Y		Y		Y		Y		Y

		GRJ17		1901848		255		250		160				Y		Y		Y		Y		Y		Y

		GRJ18		1904280		400		250		160				Y		Y		Y		Y		Y		Y

		GRJ19		1904281		400		405		201				Y		Y		Y		Y		Y		Y

		GRJ20		1904282		600		250		121				Y		Y		Y		Y		Y		Y

		GRJ21		1901858		600		250		161				Y		Y		Y		Y		Y		Y





GRP GREY

				RS PRO Article		Length (mm)		Width (mm)		Height (mm)		DIN Rail				Mounting Plate		Allen Lid Screw		Sealable Lid Screw		External Mounting Bracket		External Hinge

												TS 15		TS 35

		GRJ01		1901856		80		75		55		Y		-		Y		Y		Y		Y		Y

		GRJ02		9188736		110		75		55		Y		-		Y		Y		Y		Y		Y

		GRJ03		9188746		122		120		90		-		Y		Y		Y		Y		Y		Y

		GR J04		1904276		80		75		75		Y		-		Y		Y		Y		Y		Y

		GRJ05		9188761		160		75		55		Y		-		Y		Y		Y		Y		Y

		GRJ06		9188770		160		75		75		Y		-		Y		Y		Y		Y		Y

		GRJ07		9188780		160		160		90		-		Y		Y		Y		Y		Y		Y

		GRJ08		1904275		110		75		75		Y		-		Y		Y		Y		Y		Y

		GRJ09		9188806		190		75		55		Y		-		Y		Y		Y		Y		Y

		GRJlO		1901850		190		75		75		Y		-		Y		Y		Y		Y		Y

		GRJ11		9188815		220		120		90		-		Y		Y		Y		Y		Y		Y

		GRJ12		9188825		255		250		120		-		Y		Y		Y		Y		Y		Y

		GRJ13		9188840		260		160		90		-		Y		Y		Y		Y		Y		Y

		GRJ14		9188859		360		160		90		-		Y		Y		Y		Y		Y		Y

		GRJ15		9188869		400		250		120		-		Y		Y		Y		Y		Y		Y

		GRJ16				400		405		120		-		Y		Y		Y		Y		Y		Y

		GRJ17		1904274		255		250		160		-		Y		Y		Y		Y		Y		Y

		GRJ18		1901847		400		250		160		-		Y		Y		Y		Y		Y		Y

		GRJ19		1901845		400		405		201		-		Y		Y		Y		Y		Y		Y

		GRJ20		1901843		600		250		121		-		Y		Y		Y		Y		Y		Y

		GRJ21		1904277		600		250		161		-		Y		Y		Y		Y		Y		Y





GRP BLACK ATEX

				RS PRO Réf		Longueur (mm)		largeur (mm)		Hauteur (mm)		DIN Rail				Plaque de
montage		Vis de
couvercle
sans tête		Vis de
couvercle
rabattable		Support de
montage
externe		Charnière extérieure

												TS 15		TS 35

		GRJ01		1444450		80		75		55		O		-		O		O		O		O		O

		GRJ02		1444451		110		75		55		O		-		O		O		O		O		O

		GRJ03		1444452		122		120		90		-		O		O		O		O		O		O

		GR J04		1901865		80		75		75		O		-		O		O		O		O		O

		GRJ05		1444453		160		75		55		O		-		O		O		O		O		O

		GRJ06		1444454		160		75		75		O		-		O		O		O		O		O

		GRJ07		1444455		160		160		90		-		O		O		O		O		O		O

		GRJ08		1901866		110		75		75		O		-		O		O		O		O		O

		GRJ09		1444456		190		75		55		O		-		O		O		O		O		O

		GRJlO		1901867		190		75		75		O		-		O		O		O		O		O

		GRJ11		1444457		220		120		90		-		O		O		O		O		O		O

		GRJ12		1444458		255		250		120		-		O		O		O		O		O		O

		GRJ13		1444459		260		160		90		-		O		O		O		O		O		O

		GRJ14		1444460		360		160		90		-		O		O		O		O		O		O

		GRJ15		1444461		400		250		120		-		O		O		O		O		O		O

		GRJ16		1444462		400		405		120		-		O		O		O		O		O		O

		GRJ17		1901868		255		250		160		-		O		O		O		O		O		O

		GRJ18		1901869		400		250		160		-		O		O		O		O		O		O

		GRJ19		1901870		400		405		201		-		O		O		O		O		O		O

		GRJ20		1901871		600		250		121		-		O		O		O		O		O		O

		GRJ21		1901872		600		250		161		-		O		O		O		O		O		O







DIN Rail
plaque de continuité de 

terre interne

goujon de mise à la 
terre externe

Accessoires de montage

Plaques de montage Supports de montage

Personnalisation
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