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Schufzleiter 1

profective earth 1

Alle fechnischen Dafen wurden unfer Laborbedingunaen ermitfelt und konnen im Praxisbefrieb abweichen.

L — Klemmstelle 1
clamp 1

Klemmstelle 7
clamp 7

Schutzleiter 2
profective earth 7

Es handelf sich ber den Angaben weder um Beschaffenheifs- noch um Haltbarkeifsgarantien.

All technical data have been measured in a laboratory environment and can be different during

practical usage of the product. Any product information is for descriptive usage only and not legally binding,
particulary the information does nof constifufe or provide any legal guarantees ("Beschaffenheitsgarantie” or

“Haltbarkeitsgarantie”)

Characteristics

General Characferistics Standard Value
number of modules L
number of confacts /x PE
fermination fechnique screw
T mm? 6 mm?
wire gauge AWG 18 - AWG 10
(wire sleeves recommended) (10 mm? | AWG 8
with adapfer]
Climatical Characteristics Standard Value
climatic cafeqgory IEC 60068-1 LO 1125 1 20
upper femperafure IEC 60512-11-9 125 °C
lower fTemperature IEC 60512-11-10 -L0 °C
Mechanical Characteristics Standard Value
mechanical operafion IEC 60512-9-1 >500 mafing cycles
Materials Standard Value
module frame /n die cast
confacts CuZn (brass)
confact plafing NI (Nickel)

Wichtige Hinweise | imporfant remarks

Die Schutrzleiterkontakte verfugen uber zwel Klemmstellen.

Fs darf nur Klemmstelle 1

oder 7 verwendet werden.

Klemmstelle T und Klemmstelle ? durfen nicht parallel verwendef werden.

empfohlenes Anzugsmoment der Schraube: min. 17 Nm

Bel Verwendung enes Kunsfstoffgehauses sind beide Schufzleiter

anzuschlie3en.

[he profective earfh confacts have fwo possible clamps.

It 1s only allowed fo use clamp T or 2
It 1s nof allowed fo use clamp 1 and clamp 7 in parallel.

recommended fightening forgue of the screw: min. 17 Nm

In case of using a plastic housing borh profective earth contacts need fo

be connected
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Rahmen in Kombination mit C146 10P016 000 15 verwenden

H H lz] H lg] HT"_" (spiegelbildliche Beschriftung der Modulposition)
C1h6 1 15 =

— SR Use frame in combination with (146 10P016 000 15
\ ﬁ (mirrored printing of module position)
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