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MAIN FEATURES 

 

Specifications: 
  
- Category: 6 
- Frequency: 250 MHz 
- Impedance: 100 Ohms 
- Conductor: copper 
- Shielding: overall shielding by aluminum foil 
- Compatible with the following standards: ANSI/TIA 568C.2 - ISO 
11801 
- Jacket: LSZH (halogen-free) 
- Protective boot that covers the locking tab 
- Individual packaging 
- Guarantee: 20 years 
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OTHER FEATURES  

 
Warranty : 20ANS 
 

 
 
Gencod : 3548388508246 
Country of Origin : CN 
Customs nomenclature : 
8544421000 
Unit : PCS 
Units per parcel : 0025 
 

Gross weight : 0,60 Kg 
Net weight : 0,60 Kg 
Volume : 1600,00 cm3 
 
 
 
 
 

 
 
 

 
OTHER VIEWS 

 
Picture not available 

 
 

 
Picture not available 

 

 
Picture not available 

 

 
Picture not available 

 

 
 
 


