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HI 141 - NTC ThermoLogger Series for HACCP

l 1 or 2 channels. 
l 16,000 samples (for 1 channel models) or 8,000 samples/channel 

(for 2 channel models). 
l Logging interval from 1 second to 24 hours. 
l Logging delay start up to 199 hours and magnetic start. 
l Programmable high and low alarms. 
l Non-volatile storage of logging parameters and data in 

EEPROM. 
l IP 67 Waterproof casing. 
l Order Information 
l Specifications 

To meet the demands for better temperature management, particularly for 
HACCP and food safety compliance, Hanna introduces its newest series of 
thermoLoggers. Now you can choose the best combination of internal and 
external, single or multiple sensors to meet your specific monitoring and 
recording requirements. The HI 141 series uses the latest NTC thermistor 
technology for the fastest response and results. For critical control point 
monitoring, we offer several models with LED indicators that tell you 
logging status and warn you when the temperature falls outside of the 
programmed values.

The HI 141 can store up to 16,000 temperature samples in a protected, 
non-volatile EEPROM memory. You can set any interval between 
measurements from once per second up to every 24 hours. All of your 
collected data is tamper-proof and organized into serial numbered lots. 
The housing is waterproof to IP 67 standards and includes a convenient 
hanging loop. A long-life AA lithium battery provides power. For a typical 
1 minute logging interval, your battery will last about 4 years. Hanna's 
unique Battery Error Protection System (BEPS) signals you when it is 
time to change the battery. Best of all, the housing is designed so you can 
change the battery yourself. You program and download your 
ThermoLogger using the HI 14001 docking station and Windows® 
compatible software. Infrared (IR) technology provides reliable, cable-free 
communications. Each lot of your collected data can be saved in a 
spreadsheet and are secured against tampering by a personal password.

The LCD shows 
current temp and 
sensor code plus:

Countdown until the 
next logging event.

Number of samples 
taken.

HIGH and LOW 
temperature values.

HIGH and LOW 
ALARM settings.

Number of samples 
which have exceeded 

the HIGH/LOW 
parameters.

Choose from several models
to match your requirements:

Model Sensors Range

HI 141A T1 internal -40.0 to 80.0 °C
-40.0 to 175.0 °F

HI 141B T1 internal -40.0 to 125.0 °C
-40.0 to 257.0 °F

HI 141C T1 internal -20.0 to 70.0 °C
-4.0 to 158.0 °F

HI 141D T1 internal -40.0 to 125.0 °C
-40.0 to 257.0 °F

Specifications: All Models 
Resolution 0.1°C (-40 -to 100.0°C)

0.2°C (temp > 100.0°C)



Foodcare - HI 141 - NTC ThermoLogger Series for HACCP Page 2 sur 2

http://www.hannainst.com/products/foodcare/hi141.htm 30/10/01

-40.0 to 257.0 °F

HI 141E T1 internal

T2 external

-40.0 to 80.0 °C
-40.0 to 175.0 °F
-40.0 to 125.0 °C
-40.0 to 257.0 °F

HI 141F T1 external
T2 external

-40.0 to 125.0 °C
-40.0 to 125.0 °C
-40.0 to 257.0 °F

HI 141G T1 internal

T2 external

-20.0 to 70.0 °C
-4.0 to 158.0 °F
-40.0 to 125.0 °C
-40.0 to 257.0 °F

HI 141J T1 external
T2 external

-40.0 to 125.0 °C
-40.0 to 125.0 °C
-40.0 to 257.0 °F

0.1°F (-40 to 190.0°F)
0.3°F (temp > 190.0°F)

Accuracy ±0.5°C (-40 to 0.0°C)
±0.4°C (0.0 to 70.0°C)
±0.5°C (70.0 to 100.0°C)
±1.0°C (temp > 100.0°C)

±1.0°F (-40 to 32.0°F)
±0.8°F (32.0 to 158.0°F)
±1.0°F (158.0 to 212.0°F)
±2.0°F (temp > 212.0°F)

Diameter
- HI 141

- HI 141001
86.5 mm (3.4")
159 mm (6.3")

Height
- HI 141

- HI 141001
35mm (1.4")
60 mm (2.3")

Weight
- HI 141

- HI 141001
150 g (5.5oz")
200 g (7.4oz)


