RS Stock No. 7901165, 7901174

2 to 3 way PCB terminal block 5.0mm

MB312-500M[ ] RoHS (€ A M\is

[1[]: Poles
-—————500 : Pitch 5.00mm
312 : Standard

MB : Type
PCB Layout
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Current rating : 16Amp AC300V
Insulation withstands volt : AC2000V min
Insulation resistance : >2000M 2 DC500V

Pitch:5,00mm(0.187inch) S D N :
Poles [A{mm)| A(inch)| Poles |A(mm)| A{inch) Opelamn tempelatuw = _40 C to +105 C
2 |10.00[0384 | 11 |5500 |2.167 Wire strip length : 4mm~5mm
3 |1500 |0.591 | 12 |60.00 | 2.364 Wire range : 12~26 AWG o5 A B
4 |2000[0788 | 13 |65.00 |2.561 Screw torque : 5.0 Ib-inch i L
5 25.00 | 0.985 14 | 70.00 | 2.758 - -
6 |30.00 11482 | 15 |75.00 29585 CONFIRMED & ACCEPTED BY |- 3 -
7 35001379 | 16 |80.00 |3.152 I BN T 0
8 |40.00 [1.576 | 17 |85.00 [3.349 AL 1
9 45.00 | 1.773 18 | 90.00 | 3.546 . . g
o stih [ iaw (i oiin e Material Plating/Finish| Remark
1 |Insulating body| Polyamide 66(UL94V-0) Green
2 |Cage clamp |Brass Ni plated
3 | Terminal Brass Tin plated
4 | Screw Steel Ni plated
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