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Datasheet ENGLISH

3mm Bore Spherical Bearing

RS Stock number 382-380

Specifications:

Plain Steel
* Bore Size: 3mm
e Qutside Diameter: 12mm

e Static Axial Load Rating: 250N
e Static Radial Load Rating: 730N
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2rder Size Static Loads D o o gall Dia Weight
ode Radial  [Axial
382-380 |3 10.3 2.5 12 3.6 3.6 6 3
382-419 |6 22.5 5 18 6.75 8.96 12.7 12




