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EU regulation 2016/425 attest n°0075/057/162/12/20/2928 delivered by CTC, noftified body n°0075 VALUE ADDED PARTNER

SKINFIT/SD

GLOVES CUT PROTECTION LEVEL B

EN 388
EN388:2016
Levels:
Resistance to abrasion : 0000
Blade cut resistance : 00000
Tear resistance : 0000
Puncture resistance : ('Y JOl®
Blade Cut resistance according to
1SO13997 : B
EN 16350 Level
Vertical electrical 5
resistance EN 1149-2 1:5x10> Ohms
Sizes Packaging
6-7-8-9-10-11-12 10 per packet - 200 per box

PPE Category Il

Seamless ultra-light knitted glove, gauge 18, in 100% high density polyethylene filament with elastane and carbon filament
insertion. CLEAN PU coating in grey colour on the palm and fingertips. Elastic wrist.
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