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https://uk.rs-online.com/web/p/products/848391/
https://uk.rs-online.com/web/p/products/848420/
https://uk.rs-online.com/web/p/products/2972935/
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BRABLERY (mm2) 2x6
BAHLZERT (awg) 2x10

I HER 4.9mm
SR 14mm
BKE 26.1mm
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Stock Number | Wire Size mm’ L o D D2 D3 Colour
311-71971 2x05 g 1.2 1.5 4.7 25 WHITE
184-9654 2x 075 B 1.6 1.8 3.5 602 GREY
184-9660 2x1 B 4 6 RED
184-9676 2x156 8 2 2.3 4.2 7.2 BLACK
184-9682 2x25 B 2.5 29 5 8.5 BLUE
311-7993 2x4 12 3.4 3.8 5.7 9.2 GREY
311-8003 2x6 14 4.5 49 6.8 105 |YELLOW
J11-19mM1 2x10 14 6.1 6.5 B 13 RED
184-9654 2x16 14 8.6 8.7 10.5 19.3 BLUE
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Stock Number | Wire Size mm’ L c D D2 D3 Colour
311-7971 2x05 8 1.2 15 47 25 WHITE
184-9654 2x0.75 8 1.5 1.8 s 602 GREY
184-9660 2x1 8 4 6 RED
184-9676 2x1.5 8 2 2.3 42 7.2 BLACK
184-9682 2x25 8 25 29 5 8.5 BLUE
311-7993 2x4 12 34 38 5.7 9.2 GREY
311-8003 2x6 14 45 49 68 10.5 |YELLOW
311-7971 2 x 10 14 6.1 6.5 8 13 RED
184-9654 2x 16 14 85 8.7 10.5 19.3 BLUE
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	RS Pro 接插口线箍、 14mm 引脚长度、 4.9mm 引脚直径、 2 x 6mm² 电线尺寸、黄色
	RS 号： 3118003

