
Personal 3D Printer  MF-500

Compact / Low price / High precision
 “ Bring your image into view ”

The desktop 3D printer

Compact size
Workable on the table

Body size(L×W×H)
280×242×352mm

Special introductory price

Under \100,000-

Maximam object size
100×100×100mm

Lamination plane
0.05～0.5ｍｍ

Stiffness body High 
reproducibility

Various
 color

 filament

Filament
Diameter
1.75mm

The cooling fan 
deployment

Ajustable many 
parameter 
tunctions

Open reel 
method

Low power 
consumption

Japanese 
language 
interface

Full support 
survice

※Not to be made a fabrication that violate a low, Ordrance Manufacturing Act, the swords and firearms control law, 
our company assume no responsibility for the above.



MUTOH ENGINEERING INC.
3-1-3,IKEGIRI,SETAGAYA-KU,TOKYO,154-8560,JAPAN

Web: http://www.mutoheng.com

Precaution　Please Read instructions carefully before use.

Office hours: 10:00~17:00(in the week)

Customer Center: 0120-147-610
Fax: 03-6758-7134
E-mail: info.3d@mutoheng.jp

Personal 3D Printer  MF-500

Compact and high precision molding printer.
New 3D world in your house, 
the classroom and the office.

Equipped with easy handling software
 “pronterface” and “slic3r” Japanese interface.

Advanced print head 
for MF-500 enables 
High-quality output.

MF-500 is equipped with the unique developm-

ment print head, adopted high-precision 

mechanical parts of the print shaft. The 

lamination of the filament is more stable, and 

has achieved a smooth and attentive output.
The fan cools 
the object quickly.

The cooling fan of MF-1000 that a great effect 

has been demonstrated is also used in 

MF-500. The fan cools the shaped object 

quickly to  prevent a loss of  high-precision 

output quality.

A detachable forming 
table and Fixing sheet.

MF-500 can mold as much as 100×100×100mm 

despite of desk-size printer. The ptinter has a 

detachable forming table to take an object out 

from the printer easily. Fixing sheet improves 

fixing level of filament. Moreover, MF-500 can 

mold small bearing area object without piping.

Coloful PLA filament 
in reel to reel.

An incorrupt PLA filament that is low cost and 

high quality is available. We offer nine-color 

filament. Filament diameter is 1.75mm. Filament 

is held on an open reel to use easily.

Specs
Product MF-500 Power AC100V 50/60Hz

Power consumption 60W
Accessories guarantee, adapter,

USB cord,PLA(250g),fixing 

Filament(PLA) 250g 
/white,red,blk,blue,optic green,
optic orange,clear,yellow,gray

Fixing sheet

Printhead

Technology  FDM method
Maximum design size 100×100×100mm
Layer thickness min 0.05mm

max 0.5mm
Material PLA plstic(1.75mm)
Support OS Windows7,8,8.1
Software pronterface

slic3r
Data format STL

Weight 8kg

Dimensions L280×W242×H352mm

Supplies

The print head

PLA filaments

The forming table

The cooling fan
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