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S H RoHS

0113 0001 018 110 2 - 30 9 500
0113 0003 018 160 6 - 50 11 500
0113 0002 018 260 10 - 75 25 100

0113 0001 010 110 2 - 30 9 500
0113 0003 010 160 6 - 50 11 500
0113 0002 010 260 10 - 75 25 100

0113 0010 018 110 2 - 30 7 500
0113 0012 018 160 6 - 50 9 500
0113 0011 018 260 10 - 75 11 100

C13/1-01C13/1-01 i

PLIO®-GRAINS cable ties

I/13

tensile
length bundle Ø strength

type article number mm mm daN colour

110 PA natural natural
160 PA natural natural
260 PA natural natural

110 PA black black
160 PA black black
260 PA black black

tensile
length bundle Ø strength

type article number mm mm daN colour

110 PP natural natural 
160 PP natural natural
260 PP natural natural

Material: PA (polyamide 6) PP (polypropylene)
Colours: natural - black natural
Operating temperatures: -20 to +85°C -20 to +75°C 
Flame resistance: V2 UL94 -
Application: outdoor use standard use

for black colour
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