UNCONTROLLELD DOCUMENT PART NUMBER REV.
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REV. | E.C.N. NUMBER AND REVISION COMMENTS DATE

A | EC.N. $10950. 12803

913,50 [20.531]

?4.50 [80.177]

4 PLSD
475 10.187]
ELECTRO-OPTICAL CHARACTERISTICS TA=25¢C  V§=12V

PARAMETER MN __ TYP MAX___ UNTS__ TEST COND
PEAK WAVELENGTH 626 nm
FORWARD VOLTAGE 12 Vi

4.75 [0187] REVERSE VOLTAGE 5.0 Ve Ir=100uA
AXIAL INTENSITY 17000 med  VE=12v
VIEWING ANGLE 30 2 theta
EMITTED COLOR:  RED

‘ .
290 [0.114] r\r\ EPOXY LENS FINISH: WATER CLEAR

LIMITS OF SAFE OPERATION AT 25°C  PER DIE

13.50 [0531] PARAMETER MAX UNITS
PEAK FORWARD CURRENT* 120 mA
STEADY CURRENT 3 mA
29.89 [1173] POWER DISSIPATION 105 mwW
DERATE FROM 25°C -1.2 mW/'C
OPERATING, STORAGE TEMP. -40T0 +85 C
* 1<10uS
(=) SHELL 13.45 [0.530]

(+) CONTACT —/

CNCONTROLLELD DOCUMENT

*UNLESS OTHERWSE SPECIIED TOLERANCES PER DECIMAL PRECISION ARE: X=t| (10.039), XX=$05 (40.020), XXX=£0.25 (0.010), XXX=10.127 (+D.005). LEAD SZE=10.05 (+0.002), LEAD LENGTH=10.75 (£0.030). MiN= TDEONAL PRECISION = 4000 oo

CONFIDENTIAL_INFORMATION
REV. PART NUMBER THE INFORMATION CONTAINED IN THIS DOCUMENT IS THE PROPERTY OF SUNBRTE LEDS. 286 E. HELEN ROAD
EXCEPT AS SPECIFICALLY AUTHORIZED IN WRITING BY SUNBRITE LEDS, THE HOLDER OF PALATINE, IL 60067—-6976
A S S |:> — 4.8 E 1 O 6 U 1 2 G THIS DOCUMENT SHALL KEEP ALL INFORMATION CONTAINED HEREIN CONFIDENTIAL AND PHONE: +1.847.359.2790
SHALL PROTECT SAME IN WHOLE OR  IN PART FROM DISCLOSURE AND DISSEMINATION FAX: +1.847.359.2867

TO ALL THIRD PARTIES. ;
WEB: www.sunbriteleds.com

4 LAMP POLYLED WITH E10 BASE, OUR MANY YEARS OF EXPERIENCE gﬁ#ﬁggﬂmﬁﬁm INDIGATE. THAT SOLDER HEAT IS
CHECKED: | APPROVED: |DATE:  7.10.01
626nm AllnGaP RED LEDS, WATER CLEAR LENS. A MAJOR CAUSE OF EARLY AND SZIEIDIé'R?ﬁ‘ gA:I;.éJgg.ESS?LEASE PAY ATTENTION TO' YOUR . PAGE: 1 OF 1




