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optibelt BLUE POWER
HIGH-PERFORMANCE WEDGE BELTS 
with Aramid cord, DIN 7753 Part 1 / ISO 4184 and 
RMA/MPTA

Profiles: 
SPB, SPC

Profile: 
8V

 SPB SPC 8V

Nominal length Datum length Ld Datum length Ld Outside length La / 10

Nominal lengths unit mm mm in

Height of belt h [mm] 13.00 18.00 23.00

Width of belt b [mm] 16.30 22.00 25.00

Weight [kg/m] 0.206 0.389 0.603

Max. manufacturing length [mm] 18000 18000 18000

Min. pulley diameter [mm] 180.00 280.00 355.00

Min. order quantity for non standard 
lengths from

1500 mm Ld 
= 25 pieces

2000 mm Ld 
= 16 pieces

4064 mm La 
= 14 pieces

Min. order quantity for non standard 
lengths from

1800 mm Ld 
= 23 pieces - -

Bundle quantity up to 2300 mm 10 pieces 10 pieces -

Bundle quantity up to 5000 mm 10 pieces 5 pieces 1 piece

Bundle quantity from 5000 mm 5 pieces 3 pieces 1 piece

• Non stock items
Further profiles and sizes are available on request.

Ordering example: SPB 1500 BP
Please make sure to mention the product name in your order.
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Description

SPB

 SPB 1500 BP •

 SPB 1600 BP •

 SPB 1700 BP •

 SPB 1800 BP •

 SPB 1900 BP •

 SPB 2000 BP •

 SPB 2120 BP •

 SPB 2240 BP •

 SPB 2360 BP •

 SPB 2500 BP •

 SPB 2650 BP •

 SPB 2800 BP •

 SPB 3000 BP •

 SPB 3150 BP •

 SPB 3350 BP •

 SPB 3550 BP •

 SPB 3750 BP •

 SPB 4000 BP •

 SPB 4250 BP •

 SPB 4500 BP •

 SPB 4750 BP •

 SPB 5000 BP •

 SPB 5300 BP •

 SPB 5600 BP •

 SPB 6000 BP •

 SPB 6300 BP •

 SPB 6700 BP •

 SPB 7100 BP •

 SPB 7500 BP •

 SPB 8000 BP •

SPC

 SPC 2000 BP •

 SPC 2120 BP •

 SPC 2240 BP •

 SPC 2360 BP •

 SPC 2500 BP •

 SPC 2650 BP •

 SPC 2800 BP •

 SPC 3000 BP •

 SPC 3150 BP •

 SPC 3350 BP •

 SPC 3550 BP •

 SPC 3750 BP •

 SPC 4000 BP •

 SPC 4250 BP •

 SPC 4500 BP •

 SPC 4750 BP •

 SPC 5000 BP •

 SPC 5300 BP •

 SPC 5600 BP •

 SPC 6000 BP •

Description

 SPC 6300 BP •

 SPC 6700 BP •

 SPC 7100 BP •

 SPC 7500 BP •

 SPC 8000 BP •

 SPC 8500 BP •

 SPC 9000 BP •

Description RMA 
inches Description metric

8V

 8V 1600 BP • 25N 4064 BP

 8V 1700 BP • 25N 4318 BP

 8V 1800 BP • 25N 4572 BP

 8V 1900 BP • 25N 4826 BP

 8V 2000 BP • 25N 5080 BP

 8V 2120 BP • 25N 5385 BP

 8V 2240 BP • 25N 5690 BP

 8V 2360 BP • 25N 5994 BP

 8V 2500 BP • 25N 6350 BP

 8V 2650 BP • 25N 6731 BP

 8V 2800 BP • 25N 7112 BP

 8V 3000 BP • 25N 7620 BP

 8V 3150 BP • 25N 8001 BP

 8V 3350 BP • 25N 8509 BP

 8V 3550 BP • 25N 9017 BP


