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RS PRO H07RN-F Harmonised Rubber 

Insulated Mains Cable 
RS Stock No.: 821-3239              

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS PRO is the own brand of RS. The RS PRO Seal of Approval is your 
assurance of professional quality, a guarantee that every part is 
rigorously tested, inspected, and audited against demanding 
standards. Making RS PRO the Smart Choice for our customers. 

• 3 core  

• 9 AWG 

• 6 mm² CSA 

• 450 to 750V 

• Copper conductor 

• CPE sheath 

• VDE 0285-525-2-21 

 

      Features 

 

 



 Power Cable 
 

Page 2 of 3 
 

Buy this product from www.rspro.com 

Internal 

 

 

A high-quality heavy duty and hard wearing H07RN-F flexible harmonised mains power 
cable with rubber insulation and Chlorinated Polyethylene rubber sheath. This cable has a 
voltage rating of 450 to 750 V and is designed for use in demanding industrial 
environments. 

 

 

 

European Harmonised Code H07RN-F 
Sheath Colour Black  
Sheath Material Chlorinated Polyethylene (CPE) 

 

 

 

Voltage Rating 450/750 Vac 
Insulation Material Ethylene Propylene Rubber (EPR) 
Conductor Material Bare Copper 

 

 

 

Length 50m   

Number of Cores 3  

Core Strands 84/0.29mm   

Cross Sectional Area 6 mm² 

Outer Diameter 15.4mm   

Conductor Diameter 3.3 Ω/km 

American Wire Gauge 9 
 

Product Description 
ATTRIBUTE 1 

General Specifications 

Electrical Specifications 

Mechanical Specifications 
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Maximum Operating Temperature 60°C 

 

 

Compliance/Certifications Eca                        
Standards Met  VDE 0285-525-2-21 

 

 

 

RS Stock No Cores (mm²) Length (m) Core Strands (mm) Conductor Resistance (Ω/km) 

7739020 2x1.0 100 32/0.193 19.5 
7739023 2x1.5 50 30/0.24 13.3 

7739039 2x1.5 100 30/0.24 13.3 

7739027 2x2.5 50 49/0.24 7.98 

7739036 2x2.5 100 49/0.24 7.98 
7739042 3x1.5 50 30/0.24 13.3 

7739045 3x1.5 100 30/0.24 13.3 

7739033 3x2.5 50 49/0.24 7.98 

7739049 3x2.5 100 49/0.24 7.98 
7739058 3x4.0 50 56/0.29 4.95 

7739051 3x4.0 100 56/0.29 4.95 

8213239 3x6.0 50 84/0.29 3.3 

7739055 3x6.0 100 84/0.29 3.3 
7739067 4x1.5 50 30/0.24 13.3 

7739061 4x1.5 100 30/0.24 13.3 

7739064 4x2.5 50 49/0.24 7.98 

7739070 4x2.5 100 49/0.24 7.98 
7739073 4x4.0 50 56/0.29 4.95 

8213248 5x1.5 50 30/0.24 13.3 

7739086 5x1.5 100 30/0.24 13.3 

8213241 5x2.5 50 49/0.24 7.98 
7739089 5x2.5 100 49/0.24 7.98 

8213245 5x4.0 50 56/0.29 4.95 

7739083 5x4.0 100 56/0.29 4.95 

8213254 5x6.0 50 84/0.29 3.3 
7739092 5x6.0 100 84/0.29 3.3 

  

Approvals 

H07RNF Cable 

Operation Environment Specifications 


