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SINGLE PHASE VARIABLE AUTOTRANSFORMER
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MODEL: MVT2.5k/9A-1

INPUT: UP TO 240V, 50/60Hz

OUTPUT: 0-100% OF INPUT (USE L 2 in) OR
0-112% OF INPUT (USE L 1 in)

RATING: 2.5kVA AT 270V, 9A MAX

TERMINATION: CLAMP TYPE, 0.5-4.0mm?
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