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RS PRO Green Indicator, 24 
V dc, 8mm Mounting Hole 

Size, Lead Wires 
Termination, IP67               

RS Stock No.: 700-2003             

 

 

 

 

 

 

 

 

 

 

 

    

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Voltage of 24 V DC 
 

• Green indicator light 
 

• Needs a mounting 
hole of 8 mm 
 

• Lamp size of 5 mm 
 

• Lead wires 
 

• IP67 rating so 
waterproof up to 1 m 
and dirt resistant  
 

• Flush bezel 
 

• Black chrome 
 

• Current rating of 
20mA 
 

• Intensity of 8 mcd 
(millicandela) 
 

• Length of 27.6 mm 
 

• Coloured diffused 
epoxy lens or water 
clear super bright 
LEDs   

• Operating 
temperature range: -
40 to +85°C     

FEATURES 
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This RS PRO 24 V dc green indicator is designed for use in industrial settings and for marine 
applications. The pack includes an efficient LED bulb, a flush black chrome bezel and lead wires for 
attaching. 
 
Designed with durability in mind, the LED bulb has a life expectancy of 100,000 hours, with low levels 
of energy consumption. It includes a 5 mm coloured epoxy lens that offers 8 mcd (millicandela) 
intensity. LEDs are known for a high level of brightness, so they're ideal for darker environments. It's 
27.6 mm long, with a 20 mA rating. You'll need an 8 mm mounting hole. It also comes with a fixing nut 
and spring washer so it's simple to install.                                  

 

 

 

Light Output Colour Green 

Lamp Type LED 

Termination Type Lead Wires 

Type Panel Mount 

Bezel Style Flush 

Bezel Colour Black Chrome 

Intensity 6mcd  

Type of Illumination Fixed Light 

LED Colour Green 

Viewing Angle 30°–100° (dependant on model) 

Life Expectancy 100,000 hours 

Applications 
Industrial settings, including the food processing, 
transportation and marine industries 

   

 

 

Voltage Rating 24VDC 

Current Rating 20mA 

 

 

 

Product Description 

General Specifications 

Electrical Specifications 
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Mounting Hole Size 8mm 

Length 27.6mm 

Shape Round 

Lamp Size 5mm 

 

 

 

Temperature Rating -40°C to 85°C 

  

 

 

IP Rating  IP67 

 

 

 

Compliance/Certifications RoHS Compliant  

       

     

           

Mechanical Specifications 

Protection Category 

Approvals 

Operation Environment Specifications 
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