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VM".’HDT o | HDMI | HDCP Compliant | HDBaseT
Amplificateur Distributeur HDMI vers | 4K/60 UHD (4:2:0)

HDBaseT 4K UHD 1:4

Le VM-4HDT est un distributeur HDMI vers HDBaseT

4K UHD 1:4 haute performance. |l égalise et reclocke

_ le signal d'entrée HDMI et le distribue vers les quatre
S ICTE Tl sorties HDBT. Le VM-4HDT distribue des signaux

— ayant des résolutions allant jusqu'a 4K @60Hz (4:2:0)

UHD y compris le WUXGA et 1080p

FEATURES

Débit de données Maximum - 10.2Gbps.(3.4Gbps par canal graphique)

Résolution Max - Jusqu'a 4K@60Hz (4:2:0) UHD et WUXGA

Support HDMI - 3D, Deep Color, x.v.Color™, 3D

Conforme HDCP - Sources qui prennent en charge le contenu protégé HDCP

I-EDIDPro™ Kramer Intelligent EDID Processing™ - An intelligent EDID handling, processing and
pass—through algorithm that ensures Plug and Play operation for HDMI source and display systems
Technologie Equalization & re-Klocking™ Kramer - Reconstruit I'intégrité du signal numérique
permettant une transmission sur de plus longues distances

Traitement Intelligent de I'EDID I-EDIDPro™ Kramer - Gestion de I'EDID avancée & traitement de
I'algorithme assurant le Plug and Play des systémes HDMI

EDID par défaut - Pour une connexion rapide et efficace

3D - Twisted—pair cables for HDBaseT signals wiring. Compact Mega TOOLS™ fan-less enclosure
for over—ceiling mounting, or side—by-side rack mounting
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TECHNICAL SPECIFICATIONS

Entr&#233;es ENTREE: 1 connecteur HDMI
Sorties SORTIES: 4 connecteurs HDBT
Ports 1 IR On a 3.5mm mini jack for IR link extension

1 RS-232 On a 3-pin terminal block for serial link extension

Video DEBIT DE DONNEES MAX 10.2Gbps.(3.4Gbps par canal graphique)
RESOLUTION MAX: Jusqu'a 4K et 1080p a 60Hz
CONFORMITE AVEC LA NORME HDMI: Support HDMI et HDCP

HDMI Support Deep Color, x.v.Color™, Lip Sync, 7.1 PCM, Dolby TrueHD,
DTS-HD, 2K, 4K, and 3D as specified in HDMI 2.0

Extension LEDs INDICATRICE: SORTIES 1 a4, LIENS 1 a4, IN

Up to 70m (230ft) At full HD (1080p @60Hz 36bpp)
Note: When using Kramer HDBaseT cables

General CONTROLES: Bouton de configuration EDID, RS-232, IR
Indicator LEDs OUTPUTS 1-4, LINK 1-4, active input, power on
1 RS-232 On a Mini-USB female connector for firmware upgrade

Conditions TEMPERATURE DE FONCTIONNEMENT: 0° & +40°C
Environnementales

TEMPERATURE DE STOCKAGE: -40° 4 +70°C
HUMIDITE: 10% & 90%

Alimentation PUISSANCE DE CONSOMMATION: 5V DC, 800mA
Consumption 5V DC, 800mA

Boitier Size MegaTool
Type Aluminum

Cooling Fan ventilation

Accessoires ACCESSOIRES INCLUS: Alimentation
DIMENSIONS 18.75cm x 11.50cm x 2.54cm (7.38" x 4.53" x 1.00" ) W, D, H
PRODUIT

POIDS PRODUIT 0.5kg (1.21bs) approx

DIMENSIONS 34.50cm x 16.50cm x 5.20cm (13.58" x 6.50" x 2.05" ) W, D, H
CONDITIONNEMENT

POIDS 1.3kg (2.8Ibs) approx
CONDITIONNEMENT
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