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TABLE 1 PRODUCTS TABLE TABLE 2 PRODUCTS VERSION
MATERIAL No. Eng.No. TYPE D1 D2 TYPE DESCRIPTION COLOR
936012561 7816.6374.0 M25x1.5 - STD Standard version Grey
. . . RAL 7037
936012566 7816.6375.0 M25x1.5 | M25x1.5 HV Standard version for High Voltage inserts
STD
936012539 7816.6324.0 Pg21 - HE Harsh Enviromental version Black
936012544 7816.6325.0 Pg21 Pg21 HE-HV Harsh Enviromental version for High Voltage inserts RAL 9005
936012563 7816.6374.2 M25x1.5 ) EMC Electromagnetic Compatibility version Aluminum
936012568 7816.6375.2 M25x1.5 | M25x1.5
HV
936012541 7816.6324.2 Pg21 -
936012546 7816.6325.2 Pg21 Pg21
936012562 7816.6374.1 M25x1.5 -
936012567 7816.6375.1 M25x1.5 | M25x1.5
HE
936012540 7816.6324 .1 Pg21 -
936012545 7816.6325.1 Pg21 Pg21
936012564 7816.6374.3 M25x1.5 -
936012569 7816.6375.3 M25x1.5 | M25x1.5
HE-HV
936012542 7816.6324.3 Pg21 -
936012547 7816.6325.3 Pg21 Pg21
936012565 7816.6374.4 M25x1.5 -
936012570 7816.6375.4 M25x1.5 | M25x1.5
EMC
936012543 7816.6324.4 Pg21 -
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