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Schematic/connections
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Dimensions and fittings:
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Ordering details:

RS Stock number | Power VA Specification No-load According to
voltage

504694 6 Clamp mounting Transformer, 230V / 2x5V 85V ENB1558-2-6
504767 6 Clamp mounting Transformer, 230V / 2x6V gov EME1558-2-6
504690 6 Clamp mounting Transformer, 230V / 2x9V 118V ENE1558-2-6
504779 6 Clamp mounting Transformer, 230V / 2x12V 15.5V ENB1558-2-6
504773 3 Clamp mounting Transformer, 230V / 2x15V 195V ENE1558-2-6
504757 6 Clamp mounting Transformer, 230V / 2x18V 245V ENB1558-2-6
504789 6 Clamp mounting Transformer, 230V / 2x20V 26.9V ENE1558-2-6
504739 6 Clamp mounting Transformer, 230V / 2x24V 20V ENE1558-2-6
504735 12 Clamp mounting Transformer, 230V / 2x5V 575V ENB1558-2-6
504745 12 Clamp mounting Transformer, 230V / 2x6V 6.8V ENG1558-2-6
504600 12 Clamp mounting Transformer, 230V / 2x9V 1035 ENE1558-2-6
504741 12 Clamp mounting Transformer, 230V / 2x12V 136V ENE1558-2-6
504751 12 Clamp mounting Transformer, 230V / 2x15V 17.2V ENE1558-2-6
504606 12 Clamp mounting Transformer, 230V / 2x18V 203V ENE1558-2-6
504599 12 Clamp mounting Transformer, 230V / 2x20V 27V ENE1558-2-6
504616 12 Clamp mounting Transformer, 230V / 2x24V 27.2v ENB1558-2-6
504612 20 Clamp mounting Transformer, 230V / 2x5V 57V ENE1558-2-6
504593 20 Clamp mounting Transformer, 230V / 2x6V 7.0V ENE1558-2-6
504561 20 Clamp mounting Transformer, 230V / 2x6.3V 735V ENE1558-2-6
504577 20 Clamp mounting Transformer, 230V / 2x9V 103V ENE1558-2-6
504571 20 Clamp mounting Transformer, 230V / 2x12V 13.9V ENE1558-2-6
504587 20  Clamp mounting Transformer, 230V / 2x15V 175V ENE1558-2-6
504583 20 Clamp mounting Transformer, 230V / 2x18V 209V ENE1558-2-6
504650 20 Clamp mounting Transformer, 230V / 2x20V 232V ENE1558-2-6
504662 20 Clamp mounting Transformer, 230V / 2x24V 27.8V ENE1558-2-6
504666 50 Clamp mounting Transformer, 230V / 2x6V 6.6V ENE1558-2-6
504656 50 Clamp mounting Transformer, 230V / 2x9V 100V ENE1558-2-6
504672 50 Clamp mounting Transformer, 230V / 2x12V 133V ENE1558-2-6
504622 50 Clamp mounting Transformer, 230V / 2x15V 167V ENE1558-2-6
504640 50 Clamp mounting Transformer, 230V / 2x18V 20,0V EN61558-2-6
504628 50 Clamp mounting Transformer, 230V / 2x20V 222V ENE1558-2-6
504638 50 Clamp mounting Transformer, 230V / 2x24V 26.6V EN61558-2-6
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[WA] Lx DxH [mm] C [mm] Slot size
5] 45 x 40 x 37 535 4x55 0.20 >B0%
12 59 % 50 x50 i} 4.7x8.7 0.4 >BT%
20 59x57x50 70 4.7x8.7 0.55 > B0 %
50 T9xb2xb65 92 4.7¢0.5 1.0 »>84%
FU L

RS —M https://uk.rs-online.com/ 4 3% b= i

6.66



	RS 50VA Pro 2 输出底盘安装变压器、 24V 交流

