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Datasheet ENGLISH

Lighting Starter, Fluorescent, Strobe, Xenon
RS Stock 775-5255

Dimensions (mm):
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Specifications
Items Primary Secondary
Resistance 250m£ max 230£2 max
Voltage Uzp=200V
Secondary voltage 10KV min
1KHz.0.3V SER 23+4uH 25+5mH
Primary Capacitance 0.022uF

Electrical testing and visual inspection
RoHS 2002/95/EC compliance




