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Technische Daten KL-Gehause
Technical Data

Best.-Nr.: AbmaBe [mm] Volumen | Ausflhrung der Montageplatte Belastungsangaben [N]
Order Number: Dimensions [mm] Volume Execution Mounting Plate Load [N]
Breite Hohe Tiefe U Dicke [mm] Gesamt | Montageplatte Tar
Width Height Deep Thickness [mm] Entively [ Mounting Plate Door
1514.510 150 150 80 1,80 2,0
1500.510 150 150 120 2,70 2,0 200 100 50
1528.510 200 150 80 2,40 2,0
1529.510 200 150 120 3,60 2,0
1516.510 200 200 80 3,20 2,0
1502.510 200 200 120 4,80 2,0 850 200 100
1515.510 300 150 80 3,60 2,0
1501.510 300 150 120 5,40 2,0 250 100 100
1530.510 300 150 120 5,40 2,0
1517.510 300 200 80 4,80 2,0
1508.510 300 200 120 7,20 2,0 350 200 100
1531.510 300 200 120 7,20 2,0
1507.510 300 300 120 10,80 2,0
1535.510 300 300 120 10,80 2,0 650 400 200
1589.510 400 150 120 7,20 2,0 350 100 200
1518.510 400 200 80 6,40 2,0
1504.510 400 200 120 9,60 2,0
15632.510 400 200 120 9,60 2,0
1508.510 400 300 120 14,40 2,0
1536.510 400 300 120 14,40 2,0
1511.510 400 400 120 19,20 2,0 650 400 200
1539.510 400 400 120 19,20 2,0
1505.510 500 200 120 12,00 2,0
15633.510 500 200 120 12,00 2,0
1509.510 500 300 120 18,00 2,0
1537.510 500 300 120 18,00 2,0
1519.510 600 200 80 9,60 2,0
1506.510 600 200 120 14,40 2,0
1534.510 600 200 120 14,40 2,0
1510.510 600 300 120 21,60 2,0
15638.510 600 300 120 21,60 2,0
1512.510 600 400 120 28,80 2,0 900 600 250
1540.510 600 400 120 28,80 2,0
1527.510 800 200 120 19,20 2,0
1542.510 800 200 120 19,20 2,0
15138.510 800 400 120 38,40 2,0
1541.510 800 400 120 38,40 2,0




Thermische Warmeabfuhr KL-Gehause in Abhangigkeit vom Einbauort

Thermal energy dissipation as a functon of the location

Best.-Nr.:
Order Number :

W (Delta/ T = 20K)

1500.510 11 10 7
1501.510 18 17 12
1502.510 17 14 11
1503.510 22 20 14
1504.510 28 24 19
1505.510 34 30 23
1506.510 40 34 26
1507.510 31 26 21
1508.510 39 33 26
1509.510 46 40 32
1510.510 54 46 37
1511.510 48 42 34
1512.510 68 57 47
1513.510 88 74 62
1514.510 9 8 6
15156.510 15 13 10
1516.510 13 12 9
1517.510 19 17 13
1518.510 24 21 17
1519.510 34 29 24
1527.510 52 44 35
1528.510 11 10 8
15629.510 13 12 9
1530.510 18 17 12
15631.510 22 20 14
15632.510 28 24 19
15633.510 34 30 23
1534.510 40 34 26
15635.510 31 26 21
1536.510 39 33 26
1637.510 46 40 32
15638.510 54 46 37
15639.510 48 42 34
1540.510 68 57 47
1541.510 88 74 62
1542.510 52 44 35
15689.510 23 20 15




Schutzgrade KL
Degrees of protection

Best.-Nr.: Schutzgrad / Degree of protection

Order Number : P K2 NEMA 9
1500.510 66 08 4
1501.510 66 08 4
1502.510 66 08 4
1503.510 66 08 4
1504.510 66 08 4
1505.510 66 08 4
1506.510 66 08 4
1507.510 66 08 4
1508.510 66 08 4
1509.510 66 08 4
1510.510 66 08 4
1511.510 66 08 4
1512.510 66 08 4
1518.510 66 08 4
1514.510 66 08 4
1515.510 66 08 4
1516.510 66 08 4
1517.510 66 08 4
1518.510 66 08 4
1519.510 66 08 4
15627.510 66 08 4
1528.510 66 08 4
1529.510 66 08 4
1530.510 55 08 12
1531.510 55 08 12
15632.510 55 08 12
1533.510 55 08 12
1534.510 55 08 12
1535.510 55 08 12
1536.510 55 08 12
1537.510 55 08 12
1538.510 55 08 12
1539.510 55 08 12
1540.510 55 08 12
1541.510 55 08 12
1542.510 55 08 12
1589.510 66 08 4

1) nach IEC 60529
2) nach DIN EN 50102

3) nach NEMA-Standards (Publikation Nr. 250, bis 1000 V Maximum)
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