ENCAPSULATED
LINEAR CHASSIS-
MOUNTING PSU

Features:

Chassis mounting with threaded inserts
Screw terminal connections

Short circuit protection

Regulated output

Epoxy resin encapsulated

230V Primary winding

CE marked

Dimensions: 121x69x51mm high
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Part Number

P§2125

PS2126

ps2127

Input
Voltage

230V

230V

230V

Output
Voitage

5Vde

+-12Vdc

+-15Vdc

Output
Current

+-400mA

+-500mA

Maximum Maximum Line/ load Over Voltage
Power Ripple / Noise Regulation Protection
Output

5 watts 2mV RMS +/-0.15% Yes
9.6 watts 1mV RMS +-0.05% No
15 watts 1mV RMS +-0.05% No
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