PIEZO INDICATOR ™aterproot Tyne)

Model Number KPE-26T
Rated Frequency (H2) 2,800 + 500
Operating Voltage Rangs (VDC) B~ 14
Current Consurnption {maA] Max. 3561 2VDC
Sound Pressure Level (dB) Min. 85dB@30cm@ 2vDC
Rated VoltageVDC) 12
Tone Comtinuous.
Operating Temperature [*C) -30 -~ +85
Etorage Temperatune [(*C) =40 = 435
Weight (Gram) 41.0
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