SPACERS AND STANDOFFS
HEX SPACER STANDOFF (HS)

e Available in 31 sizes

* Self-extinguishing

e Low moisture gbsorption

¢ Chemical resistant

o UL 94 V-0 rated material

* Mounts with self tapping screws
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¢ Material: CPVC, RMS-11
e Color: light gray

e Standard Pack: Up to 1" long,
1000 per bag; over 17 long,
500 per bag

» Available in 4’ or other lengths
by special order

FOR_#4 SCREW FOR #6 SCREW FOR #8 SCREW
LENGTH LENGTH LENGTH
| PART NO. | 4 510(p2s) |™ART MO ) +010(0.25) PART NO. | 4 510(0.25)
HS4-3 3/8 (9.5)
HS4-4 1/2 (12.7) HS6-4 1/2 (12.7)
HS4-5 5/8 (15.9) HS6-5 5/8 (15.9) HS8-5 5/8 (15.9) |
HS4-6 3/4 (19.1) HS6-6 3/4 (19.1) HS8-6 3/4 (19.1) |
HS4-7 7/8 (22.2) | HS6-7 7/8 (22.2) HS8—7 7/8 (22.2)_l
HS4-8 1 (25.4) HS6-8 1 (25.4) HS8-8 1 (25.4)
Te4-10 | 1=1/4 (31.8) | HS6—10 | 1-1/4 (31.8) | HSB-10 1-1/4 (51.8
Hei—To | 1172 (38.1) | HS6-12 [ 1-1/2 (381) | HS8=12 | 1-1/2 (38.1) |
Ho4—14 | 1-3/4 (44.5) | HS6—14 | 1-3/4 (44.5) | HS8-14 | 1-3/4 (44.5
HS4-16 2 (50.8) HS6-16 2 (50.8) HS8-16 2 (50.8)
HS8—18 | 2-1/4 (57.2) |
HS8-20 | 2-1/2 (B35)
HS8-27 | 2-3/4 (69.9) |
HS8—24 3 (76.2)
PART _NO. " 5 £.005 (£.13) |
HS4 187 +.006 (4.8 £.15) 102 (2.6)
HS6 250 +.008 (6.4 +.20) 110 (2.8)
HS8 375 +.010 (9.5 £.25) 141 _(3.6)

RICHCO HEXAGONAL SPACER (RHS)

* large range of sizes available = Material: Nylon 6/6, RMS-48

for any application » Color: Natural

* Length can be obtained in « Standard Pack: 1000 per bag
increments of .010 by special
order

CLEARANCE FOR #4 SCREW |CLEARANCE FOR #6 SCREW CLEARANCE FOR #8 SCREW

"L" DIM 1.0. = .125 +.005 .D. = .145 +.005 i.D. = .175 £.010
PART NO. PART NO. PART NO.
1/8 (3.2) RHS4-2 RHS6-2 RHS8-2
"3/16 (4.8) RHS4—3 RHS6-3 RHS8-3
1/4 (6.4) RHS4—4 RHS6-4 RHS8-4
5/16 (7.9) RHS4-5 RHS6-5 RHS8-5
3/8 (9.5) RAS4-6 RHSE—6 RHSB8—6
7/16_(11.1) RHS4-7 RHS6~7 RHS8-7
1/2 (12.7) RHS4—8 RHS6~8 RHS8—8
9/16 (14.3) RHS4-9 RHS6-~9 RHS8-9
5/8 (15.9) RHS4—10 RHS6-10 RHS8-10
11/16 (17.5) RHS4—11 RHS6-11 RHS8-11
3/4 (19.1) RHS4—12 RHS6— 12 RHSS 12
7/8 (22.2) RHS4-14 RHS6-14 RHS8-14
1.0 (25.4) RHS4—16 RHS6-16 RHS8-16
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