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RS PRO DOME HEAD SEALED BLIND RIVET – A2/A2 STAINLESS STEEL 

RS Stock No.: 2065449,  2065450,  2065451,  2065452,  2065453, 2067795,  2067797,  

2067798,  2067799,  2067800 

 

 

 

 

 

 

 

 

 

 

 

 A blind rivet is a low-
cost two part fastener 
designed to join two 
or more pieces of 
material, whether 
they’re the same or 
different materials to 
create a permanent 
joint 

 Can be used where 
only one side of the 
application is 
accessable 

 Wide range of 
diameters and lengths 

 Creates an 
airtight/watertight seal 
(correct hole size is 
critical) 

 High corrosion 
resistance 

 Easy to install 

 

FEATURES 
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RS Professionally Approved Products bring to you professional quality parts across all product categories. Our product range has been tested 
by engineers and provides a comparable quality to the leading brands without paying a premium price. 

 

 

 

A blind rivet is a low-cost permanent fastener designed to join two or more pieces of material, 
whether they’re the same or different materials and where only one side is accessible.  
 
A blind rivet consists of two parts: - 
• the rivet body, also referred to as the body or shank 
• and within it, the setting device, the mandrel or stem 
 
The materials for each part can be made of different materials to give a variety of combinations.  
 
The dome head is the most common and multifunctional style. The blind rivet can be used in a 
conventional way of fixing or in multiple materials. A2 Stainless Steel has a high corrosion 
resistance. 
 
Provide 100% mandrel tension and eliminate any leakage of liquids or gases. This style of rivet is 
best suited where a moisture or pressure tight seal is required. Used in white goods, electrical 
enclosures, indoor and outdoor electronic signs, automotive, aerospace, rail and HVAC. (*Incorrect 
hole preparation will result in failure of sealing properties). 

 

 

 

 

 

 

 

Product Description 

ATTRIBUTE 1 
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BODY: A2 Stainless Steel (AISI304)  MANDREL: A2 Stainless Steel (AISI420) (Grooved) 

Nominal Diameter mm 
(D) 

Article Number Body 
Length 

mm 
(L) 

Grip 
Range 

Min mm 

Grip 
Range 

Max mm 

Hole 
Size mm 

Flange 
Diameter 
mm (dk) 

Flange 
Thickness 

mm (K) 

Nom. 
Mandrel 
Diameter 
mm (dm) 

Min 
Mandrel 
Length 
mm (L2) 

Shear 
Strength 

N 

Tensile 
Strength N 

Bag 
Quantity 

3.2 

2067795 8.0 2.0 3.5 

3.3 6.0 0.9 1.90 26.0 2000 2500 

100 

2067797 9.5 3.5 5.5 100 

2067798 12.0 5.5 7.5 100 

4.0 
2067799 9.5 3.0 5.0 

4.1 8.0 1.3 2.30 27.0 3000 4000 
100 

2067800 12.0 5.0 6.5 100 

4.8 

2065449 8.0 1.0 3.0 

4.9 9.5 1.6 2.90 28.0 4500 5500 

100 

2065450 9.5 3.0 5.0 100 

2065451 12.0 5.0 6.5 100 

2065452 16.0 6.5 10.5 100 

2065453 20.0 10.5 14.0 50 

 

 

 

General Specifications 



 Family Name 

Page 4 of 4 RS Components – Buy this product from https://uk.rs-online.com/ 

Internal 

 


