
Fiche Technique Français/Anglais - article 018598  
 
 
N° d’Article: 018598  
Référence: PTL-32-427-BL  
Dimensions - Largeur (mm): 38,1 Dimensions - Hauteur (mm): 38,1  
Finition: Mat Couleur: Bleu/Transparent  
Zone imprimable - Largeur (mm): 38,1  
Zone imprimable - Hauteur (mm): 12,7  
Matériau: Vinyle Matériau Brady: B-427  
Adhésif: Acrylique  
Approbation/Conformité:Reconnaissance UL 
Température d'utilisation °C: 70  
Propriétés particulières: Résistant à l’abrasion, à l’eau et l’huile, Auto protégé, Auto 
extinguible 
Qté par rangée: 1 Nb de lignes max.: 5 Nb max de caractères par ligne: 37  
Compatibilité imprimante: TLS2200, TLSPCLink  
Application voix/data: Communications Cables  
Calibre du fil: 10 to 4  
Industrie: Electrique, Télécom  
Application(s): Communications Câbles, Identification de Panneaux, Identification Télécom, 
Repérage de fils et de câbles 
 
 
 
 
Article Number: 018598  
Order Reference: PTL-32-427-BL  
Size - Width (mm): 38.1 Size - Height (mm): 38.1  
Finish: Matt Colour: Blue/Transparent  
Printable Area - Width (mm): 38.1  
Printable Area - Height (mm): 12.7  
Material Type: Self-Laminating Vinyl  
Brady Material Number: B-427  
Adhesive: Acrylic  
Approval/Compliance: UL Recognised  
Max. Service Temp. °C: 70  
Special Properties: Excellent abrasion and smudge resistance, Excellent water & oil 
resistance, Self-Extinguishing, Self-Laminating 
 QTY. per Row: 1 Max. 
 Lines of Text: 5 Max. 
 Characters per Line: 37  
Printer Compatibility: TLS2200, TLSPCLink  
Voice/Data Application: Communications Cables  
Wire Gauge: 10 to 4 Industry: Data Communications, Electrical  
Application(s): Communications Cables, Panel Identification, Voice/Data Identification, 
Wire & Cable Marking 


