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Datasheet 
Stock No. 918-2530 
Dehumidifier 20L/D 
 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Specifications: 

 

Power supply 220-240V~, 50Hz 

Dehumidification capacity at 30
o
C,  

80% 

20L/day 

Power /Ampere consumption * 30
o
C, 80% 

Air volume 

(max.) 

32
o
C, 80% 480W / 2.3A 

150M
3/
h 500W / 2.4A 

Compressor Reciprocating 

Refrigerant R134a 

Working range 5 ~ 32
o
C 

Water tank 3 L 

Size (WxDxH) 310 x 236 x 523 mm 

N.W. 13.5 kg 
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Feature:  
No castor 
Compressor: Reprocating 
Refrigerant : R-134A 
Black VDE power cord 
Black VDE plug 
Including a convertor (VDE TO BS) scp3 black color  
With instruction manual 
CE/GS approved 
 
 
 




