MARQUARDT

Product number 1801.1148

Actuator color ! printing B

Inrugh current (capac itive) TOA

Swiitc hing func tion OM / OFF switch (SPST)
MNumber of poles 1-pole

c onnec tions Quick-connect terminal, 4.8
et hanic al life enduranc e 10E4

12 (4) A 250V AC 1E4
@ (8) A 250\ AC SE4
15 A 125 AC 314 HP
15 A250 WV AC 1 12 HP

Rating IEC

Rating Morth America

Contact resistance (new
eract resisiance (new <100 (1 A 12 DC) mOhm
¢ onditicn)

Insulati ist (new
nsulation resistance (new > 100 (500 '/ DC) MOhm

c ondition)

Proof trac king 250 PTI

Protection type Ceonnection [P 40
Ambient temperature -20°C . +100 °C
Ambient temperature -20°C ... +B5°C
Flammadbility LIL 9422

Glow wire test temperature 850 °C

:[[::ttuu:tt;-:: and additicnal PA. black

Heousing description P&, black
Connection surface external connection siver plated
Contact material Ag

Contact distance z 3 mm

Plug force of the terminals 80N

Approval marks C3A [ ULJENEC 05

Suitable for appliances of

) Il
protection class

15
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fg——————
11 E | ~
o~ .
(D h
A Ig====al Al
_¢_

X Y Z

075..1.25 19.2-0.1 12.9+0.1
125..2 19.4-0.1 12.9+0.1
2.3 19.8-0.1 12.9+0.1

X =wallthickness



