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Product data sheet
Characteristics

LV426824
undervoltage release (pre-wired) MN - 208...240
V AC 60Hz - 220…240 V 50Hz

Main
Device short name MN
Product or component type Voltage release
Device application Control
Range compatibility PowerPact B

Compact NSXm
Voltage release type Undervoltage release
[Uc] control circuit voltage 220...240 V AC

208...240 V AC

Complementary
Threshold tripping voltage 0.35...0.7 x Un - during opening time

0.85 x Un - during closing time
Mounting mode Clip-on
Response time < 50 ms
Auxiliary connection terminal Pre-wired 0...0.8 mm² (AWG 18) stranded copper
Wire stripping length 8 mm
Cable length 1 m

Offer Sustainability
RoHS (date code: YYWW) Compliant  - since  1649  -  Schneider Electric declaration of conformity

Schneider Electric declaration of conformity

REACh Reference not containing SVHC above the threshold
Reference not containing SVHC above the threshold

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=442330908&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=442330908&lang=en-us

