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Cable > Xtra-Guard > Xtra-Guard 2

Xtra-Guard® 2
Oil and Abrasion Resistant

Features
•   Fast, easy stripping of insulation 

and jacket
•   Color-coded, tinned copper 

conductors
•   Specially formulated, rugged 

polyurethane jacket offering 
three times the tear and abrasion 
resistance of ordinary PVC

•   Resistance to cut-through and 
physical damage

•  300 V and 600 V
•   Unshielded, foil shielded, or 

Supra-Shield® foil/braid
•   Temperature ratings to 90°C 

(300 V) and 105°C (600 V)
•   Superior low-temperature  

flexibility to -30°C
•   Outstanding ultraviolet light 

stability in all jacket colors
•   UL VW-1 and CSA FT-1  

flammability ratings
•   Nylon ripcord for easy  

jacket stripping

Applications
•  CNC machine centers
•   Automotive assembly plant 

operations
•   Military ground support systems
•  Packaging machinery
•  Petrochemical plant operations
•   Geophysical exploration  

equipment

FIT® Tubing Recommendations
•   FIT-750: Bonding adhesive lined, 

cross-linked polyolefin

SLATE BEIGE WHITE

RED BLACK BLUE

GREEN YELLOW ORANGE

Xtra-Guard cables are available in 
a range of long-lasting colors for 
fast, easy identification, for safety 
reasons, and for matching the 
color of your system.


