
LUMEN 650LM   |   RUNTIME 2-30H   |   BEAM 84M   |   IP RATING IP65/IK07

 � 650 lumen white COB LED, 6500k
 � Circular COB LED for wide flood lighting
 � Additional 450 lumen CREE LED spot beam, 

6500K
 � Dual Power - rechargeable or 3 x AAA batteries
 � Super tough construction with rubberised coating
 � Fully adjustable non-slip silicone lined headband 
 � 60˚ rotational head
 � IP65 dust & water resistant

 � IK07 shock proof - 2m drop resistant
 � Rechargeable 3.8v Li-Po battery included
 � Red-to-Green charging indicator on battery
 � Quick 3.5 hour USB-C charge time 
 � 1m USB-C charging cable included

HT-650R  |  DUAL POWER DUAL LED HEADTORCH

BATTERY 3.8v 1100mAh Li-Polymer Battery or 3 x 1.5v AAA Alkaline Batteries (not included)
WEIGHT  89g
DIMENSIONS  headtorch 46.3 x 68.7 x 40mm
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