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RUSB2CCxMy

Durable Fast Charge & Sync USB 2.0 Type C to USB C 
Laptop Charger Cord TPE Jacket Aramid Fiber M/M 60W

MATERIALS LIST  &  SPEC.  DESCRIPTION Q'TYITEM
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c. Insulation Resistance: 10MΩ  (MIN) 100V DC

a. Open/Short:100%. Testing Line-Process.

b. HI-POT: 100V AC/0.1sec.

 (B). Electrical  Testing : 
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USB 2.0 TYPE C MALE, (TERMINAL:GOLD PLATED, SHELL:Ni-PLATED)
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 (A). Wire Pin Assignment and Wire Description:
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