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o Flat Cable Connectors SEK
o har-mik®
o D-Sub

o InduCom

= Applications

Product details

09 18 516 5904
IDC male connector

Connector size 16 contacts
Termination Straight solder pin
Profile Standard connector
Moulding Standard Material
Termination length 2.9 mm
Lever Long levers
P.C.B. retention Without retention
clip clip

AU-0.76em [30

Performance level
Inch]

RoHS compliant Yes

Available Downloads

Title Format
Data sheet PDF

[+

download

CAD data 2D DXF ¥ download

CAD data 3D IGES + download

Inquiry
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1st contact

Min. 4,1
09 18 516 7902 3 L,5
09 18 516 6902 2 L,5
09 18 516 5902 0,76 um Au 4,5
09 18 516 7904 3 2,9
09 18 516 6904 2 2,9
09 18 516 5904 0,76 um Avu 2,9

Part number

Performance level

1) Solder pins for PCB connections
@140,1 according to IEC 60 326-3

Da. Nane SEK 18 Male Connector Standard | "o
wtoil. 01/12/99 1B 16 poles
34900 [28/01,08 LP Insp. ALl Dim. in mm Straight solder pins 151
13451 [30/03,06] JMDR | stend. Orig. Size DINA 3 Long loking levers e
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